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Section 6

THQB and THHQB 120/240 Vac Arc Fault (Single pole)
# of                            Ampere                                                                                                      120/240 Vac                                            
Poles                           Rating                                    Wire Range1                                     Interrupting Rating                      Product Number

1                                       15                                   14-10 Cu/14-10 Al                                             10kA THQB1115AF22

1                                       20                                   14-10 Cu/14-10 Al                                             10kA THQB1120AF22

1                                       15                                   14-10 Cu/14-10 Al                                             22kA THHQB1115AF22

1                                       20                                   14-10 Cu/14-10 Al                                             22kA THHQB1120AF22

THQB, THHQB 120 Vac, Ground Fault Circuit Interrupters (5 ma)
# of                            Ampere                                                                                                          120 Vac                                                
Poles                           Rating                                    Wire Range1                                     Interrupting Rating                      Product Number

1                                       15                                     14-8 Cu/12-8 Al                                                10kA THQB1115GF
1                                       20                                     14-8 Cu/12-8 Al                                                10kA THQB1120GF
1                                       25                                     14-8 Cu/12-8 Al                                                10kA THQB1125GF
1                                       30                                     14-8 Cu/12-8 Al                                                10kA THQB1130GF
1                                       15                                     14-8 Cu/12-8 Al                                                22kA THHQB1115GF
1                                       20                                     14-8 Cu/12-8 Al                                                22kA THHQB1120GF
1                                       25                                     14-8 Cu/12-8 Al                                                22kA THHQB1125GF
1                                       30                                     14-8 Cu/12-8 Al                                                22kA THHQB1130GF

THQB, THHQB 120/240 Vac, Ground Fault Circuit Interrupters, Self Testing, cULus          
# of                            Ampere                                                                                                      120/240 Vac                                            
Poles                           Rating                                    Wire Range1                                     Interrupting Rating                      Product Number

1                                       15                                      14-8Cu/12-8 Al                                                 10kA THQB1115GFT
1                                       20                                      14-8Cu/12-8 Al                                                 10kA THQB1120GFT
1                                       25                                     14-8 Cu/12-8 Al                                                10kA THQB1125GFT
1                                       30                                      14-8Cu/12-8 Al                                                 10kA THQB1130GFT
1                                       15                                      14-8Cu/12-8 Al                                                 22kA THHQB1115GFT
1                                       20                                      14-8Cu/12-8 Al                                                 22kA THHQB1120GFT
1                                       25                                     14-8 Cu/12-8 Al                                                22kA THHQB1125GFT
1                                       30                                      14-8Cu/12-8 Al                                                 22kA THHQB1130GFT
2                                       15                                      14-8Cu/12-8 Al                                                 10kA THQB2115GFT
2                                       20                                      14-8Cu/12-8 Al                                                 10kA THQB2120GFT
2                                       25                                     14-8 Cu/12-8 Al                                                10kA THQB2125GFT
2                                       30                                      14-8Cu/12-8 Al                                                 10kA THQB2130GFT

THQB 120/240 or 208Y/120 Vac, Ground Fault Circuit Interrupters (5 ma), 
Internal Common Trip
# of                            Ampere                                                                                          120/240 or 208Y/120 Vac                                
Poles                           Rating                                    Wire Range1                                     Interrupting Rating                      Product Number

2                                       15                                     14-8 Cu/12-8 Al                                                10kA THQB2115GF
2                                       20                                     14-8 Cu/12-8 Al                                                10kA THQB2120GF
2                                       25                                     14-8 Cu/12-8 Al                                                10kA THQB2125GF
2                                       30                                     14-8 Cu/12-8 Al                                                10kA THQB2130GF

THQB 120 Vac, Ground Fault Circuit Interrupters (30 ma); cULus
# of                            Ampere                                                                                                          120 Vac                                                
Poles                           Rating                                    Wire Range1                                     Interrupting Rating                      Product Number

1                                       15                                     14-8 Cu/12-8 Al                                                10kA THQB1115GFEP
1                                       20                                     14-8 Cu/12-8 Al                                                10kA THQB1120GFEP
1                                       30                                     14-8 Cu/12-8 Al                                                10kA THQB1130GFEP

THQB 120/240 or 208Y/120 Vac, Ground Fault Circuit Interrupters (30 ma); cULus
Internal Common Trip
# of                            Ampere                                                                                          120/240 or 208Y/120 Vac                                
Poles                           Rating                                    Wire Range1                                     Interrupting Rating                      Product Number

2                                       15                                     14-8 Cu/12-8 Al                                                10kA THQB2115GFEP
2                                       20                                     14-8 Cu/12-8 Al                                                10kA THQB2120GFEP
2                                       30                                     14-8 Cu/12-8 Al                                                10kA THQB2130GFEP
2                                       40                                     14-8 Cu/12-8 Al                                                10kA THQB2140GFEP

1Solid or stranded for 14-10 AWG.
2Combination AFCI compliant with NEC 2008 and later.
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