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Cat. No.
8–12 mm  
Slot Spacing

Cat. No.
4–6 mm  
Slot Narrow Spacing

Width Package Weight
kg/mmm in. Meters Pieces

05019 05119 15 x17 0.53 x 0.67 46 23 0.06

05033 05133 25 x 30 0.98 x 1.18 58 29 0.21

05035 05135 40 x 30 1.57 x 1.18 40 20 0.27

05037 05137 60 x 30 2.36 x 1.18 52 26 0.38

05043 05143 25 x 40 0.98 x 1.57 48 24 0.25

05045 05145 40 x 40 1.57 x 157 30 15 0.31

05047 05147 60 x 40 2.36 x 1.57 40 20 0.46

05049 05149 80 x 40 3.15 x 1.57 32 16 0.47

05051 05151 100 x 40 3.94 x 1.57 24 12 0.55

05053 05153 120 x 40 4.72 x 1.57 20 10 0.65

05063 05163 25 x 60 0.98 x 2.36 34 17 0.24

05065 05165 40 x 60 1.57 x 2.36 22 11 0.34

05067 05167 60 x 60 2.36 x 2.36 32 16 0.47

05069 05169 80 x 60 3.15 x 2.36 24 12 0.52

05071 05171 100 x 60 3.94 x 2.36 20 10 0.59

05073 05173 120 x 60 4.72 x 2.36 14 7 0.73

05083 05183 25 x 80 0.98 x 3.15 28 14 0.29

05085 05185 40 x 80 1.57 x 3.15 36 18 0.38

05087 05187 60 x 80 2.36 x 3.15 24 12 0.5

05089 05189 80 x 80 3.15 x 3.15 16 8 0.59

05091 05191 100 x 80 3.94 x 3.15 16 8 0.68

05093 05193 120 x 80 4.72 x 3.15 12 6 0.89

05094 05194 25 x 100 0.98 x 3.94 20 10 0.38

05095 05195 40 x 100 1.57 x 3.94 28 14 0.55

05096 05196 60 x 100 2.36 x 3.94 20 10 0.59

05097 05197 80 x 100 3.15 x 3.94 14 7 0.68

05098 05198 100 x 100 3.94 x 3.94 8 4 0.89

05099 05199 150 x 100 5.91 x 3.94 8 4 1.3

Sold in package quantity only. Order quantity must equal quantity shown in “meters per package” column. 
Wire duct cover included.

05065 05133

Wiring Duct

Thermoplastic Metric Wiring Duct

Slot and Slot Narrow Spacing

TM

D16

Grey thermoplastic metric wiring duct
The ABB range of cable management systems is designed for applications with rated voltages up to 1000 V DC and 1500 V AC. It offers 28 different combinations 
with bases of 15, 25, 40, 60, 80, 100, 120 and 150 mm and heights of 17, 30, 40, 60, 80 and 100 mm. Available with 8-12 mm or 4-6 mm slots. The snap-on base 
plates is available for all bases between 25 and 150 mm. The ribbed ducts are made of self-extinguishing thermoplastic that complies with UL standard 94 V-0 and 
is resistant to abnormal heat and fire up to 960°C. The whole range is IMQ marked and UL / CSA and RINA approved.
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Cat. No.
Width Package

mm in. Meters Pieces
05300 15 0.53 200 100

05302 25 0.98 60 30

05304 40 1.57 40 20

05306 60 2.36 24 12

05308 80 3.15 16 8

05310 100 3.94 48 24

05312 120 4.72 36 18

05314 150 5.91 28 14

05308

Wiring Duct

Thermoplastic Metric Wiring Duct

Spare Wire Duct Covers

TM

D17


