THIS COPY 1S PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

NO WARRANTY, EXPRESSED OR IMPLIED, 1S MADE BY
PANDUIT WITH RESPECT TO ADHESIVE BOND PER- FPANDUIT REC"M USE WITH THESE WE IGHT
FORMANCE . AMONG OTHER THINGS, THE CONDITIONS PART FASTENER CABLE TIE lbs/ 100 pcs
UNDER WHICH THESE MOUNTS MAY BE APPLIED AND/ NUMBER = CROSS SECTIONS lgl/100 pcs
OR THE SURFSCE TO WHICH ¥HEY MAY BE APPLIED
ARE BEYOND PANDUIT'S CONTROL.
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J TO APPLY MOUNTS:
11 REMOVE MOUNT FROM PROTECTIVE LINER.
2) PLACE IN DESIRED LOCATION.,
B 31 APPLY PRESSURE TO TOP SURFACE OF MOUNT.
E DIA
NOTES:
#], SEE CURRENT PRICE SHEET FOR PART
NUMBER SUFFIX DESIGNATION FOR
PACKAGE SI1ZE & PART COLOR.
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FOR EASY REMOVAL FROM L INER,
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