THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

PANDUIT DIM. REC. WEIGHT USE WITH ANY_OF
PART COLOR A" HOLE SIZE lbs/100 pcCs THESE CABLE TIE
NUMBER # (g1 /100 pcs CROSS-SECT IONS
_ 0.155 (@ 144 £ 0.002 0.13
KIMS-H366 RED | (3.937)| (3.7 * 0.050) (59) M, 1,S
- 0.178 |® .169 = 0.002 0.13
KIMS-H430 | BLUE | (4.521)| (4.3 + 0.050) (59) M,1,S
_ 0.205 |@ .196 = 0.002 0.13
KIMS-HS00 | YELLOW | (5:207)| (5.0 + 0.050) (59) M, 1,S
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DESIGNATION FOR PACKAGE
? SIZE.
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(15> CODE: M=MINATURE ;
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DIMENSIONS IN BRACKETS ARE METRIC [ mm ]
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UNLESS OTHERWISE SPECIFIED, wess omHeRwisE sPecIFIED,
DIMENSIONAL TOLERANCES ARE: AL DIENSIONE A GIVEN
(.X) +0.05 [1.3) (.XXX) +0.010 (0.25]
(.XX) +0.02 [0.51 ANGLES * 5° IN INGHES, THIRD ANGLE PROECTION.
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