THIS COPY [IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

=—— 0.750 —&
[19.05]

PANDUIT USE WITH THESE WE IGHT
PART NO. CABLE TIE lbs
CROSS SECTIONS (g1 /100 pes
0.750 MINIATURE 0.08%8
[19.05] ABMM INTERMEDI ATE (40.37)
NOTES:
1) SEE CURRENT PRICE SHEET FOR PART NUMBER SUFF X

DESIGNATION FOR PACKAGE SIZE AND PART COLOR.

2) AS DEPICTED, SMALL BLIND HOLES MAY BE VISIBLE
0.171 +.020 DUE TO CORE PINS.

[4.34 :0.508]

0.065 +.010
[1.65 +0.254]
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SEE NOTE 2
( ) (TYP 4 PLACES)
ACTUAL SIZE
[e)
IDIMENSIONS IN PARENTHESES ARE IN METRIC.)
CAD F ILENAME/LAYERS
5 5 GO0239GC_FPB_ABMM_05
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EANDUI;
2 CORP. TINLEY PARK, ILLINOIS
UNLESS OTHERWISE SPECIFIED, UNLESS OTHERWISE SPECIF IED,
DIMENSIONAL TOLERANCES ARE: ALL DIMENSIONS ARE GIVEN
(X)) & ---- [.XXX] + ,0201.51)
(.XX] + .,021.,5) ANGLES +* — IN INCHES, THIRD ANGLE PROJECTION.
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