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\ HLTT1.5S-C20 7.00 1778 0.75 19.1 1.50 38.1 30 1334 1

Systems
| CE€ Ultra-Cinch™ Hook & Loop Cable Ties
(4
Fiber ¢ Unique material with hooks and loops on same side * Tapered tip facilitates easy, snag-free threading to
soslt’:;s gllows user to secure a greater range of bundle diameters, speed installation
y including smaller bundles » Use flat head screws for grommet applications
D * Soft, premium material is safe to use on high performance shown below
Power cabling, protecting against over-tensioning « A full range of colors
over * Adjustable, releasable, and re-usable hundreds of « Operating temperature range: 0°F — 140°F
Ethernet times — ideal for applications requiring frequent moves, (-18°C — 60°C)
adds, or changes
E * Low profile contoured cinch ring provides extra strength Note: Mini 2 inch | ired t hi |
Lone and bundle tightness while reducing overall bundle size ote: tewsl?lr]eu:gtinlnc overiap required to achieve loop
ablin
" e Grommet (UGCTC and UGCTE styles) offers strength and 9
assures reliable installations that resist pullout when
bundling and mounting cables within cabinet applications
3
Wireless
Max. Min. Loop td. Std.
Length Width Bundle Dia. Tensile Str. gkz gtg
Part Number In. mm In. mm In. mm Lbs. N Qty. Qty.
G. ; -
Outlets Cinch Ties
UCT3S-X0 12.0 305 0.85 21.6 3.00 76.0 50 222 10 100
UCT5S-X0 18.0 457 0.85 21.6 5.00 127.0 50 222 10 100
M:&ia Cinch Ties
Distribution UGCTC3S-X0 120 305 085 216 | 300 760 50 222 | 10 100
UGCTC5S-X0 18.0 457 0.85 21.6 5.00 @ 127.0 50 222 10 100
I Cinch Ties
In;:!;iﬂm UGCTE3S-X0 120 305 085 216 3.00 760 50 222 10 100
Management UGCTE5S-X0 187 475 | 085 | 216 500 127.0 | 50 222 | 10 100
] Note: 1/4" (6mm) diameter mounting hole on grommet style cinch ties.
).
Overhead &
Underfloor Flat Head Screws for Grommet Cinch Ties
Routing Std. Std.
Pkg. Ctn.
K. Part Number Part Description Qty. Qty
;urface UCTGS1224-X  12-24 UNC x 5/8" flat head Phillips screw. 10 | 100
aceway UCTGSM5-X M5 x 16mm flat head Phillips screw. 10 100
L UCTGSM6-X M6 x 16mm flat head Phillips screw. 10 | 100
Cabinets,
Racks &
Cable C -
M t I .
_ Memgement| — NEW!  Tape-Ty™ Hook & Loop Cable Ties
M.
Grounding&| ¢ Ultra-thin materials provide a low-profile, * Pre-cut ties eliminate cutting ties to length and staging
Bonding flexible construction them for each job
¢ Non-slip applicator prevents lateral movement of tie and ¢ Adjustable, releasable, and reusable
allows tighter fastening of cable bundle e Available in black
I N e Leaves no residue and is safe to use on high-performance
ndustrial .
cabling
" Max. Min. Loop td. Std.
0. Length Width Bundle Dia. Tensile Str. Isz gtg
I;::tgrflil:a%ii(n Part Number In. mm In. mm In. mm Lbs. N Qty. Qty.
25 Ties on Core-Less Reel
HLTT1.58-Q20 7,00 1778 075 191 150  38.1 30 1334 1 | 10
100 Ties on Core-Less Reel
10

Order number of pieces required, in multiples of Standard Package Quantity.

Prime items appear in BOLD.



