THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
BANDU T STUD DIMENSIONS  in.
PART NUMBER SIZE A +,03 W +.01 C +,02 M +,03 4 +,01
. .03 .30 .23 .80 .14
PVIO-BLF *6 liz6.16)| (7.62)| (5.84)] (20.32] (3.56) W ERMINAL
V10-8LF 45 1 .05 .30 .23 .80 .16
(26.671| (7.621] (5.841](20.32|(4.08) I <——
_ .04 .34 .23 .80 .19
PVIO-IOLF *10 log.a2)| 18 84| (5841 | (20.32| 14.83) —H DIA
) «| 1.19 .46 .36 .90 .25
PVIO-14LF 174" [30.23|(11.88) (9. 141 |[(22.86)| (6. 35)
NOT H
OTES — HOUS ING
. UL LISTED AND CSA CERTIFIED FOR:
A. B00V. MAX. VOLTAGE RATING A
(1000V. MAX. IN SIGNS,FIXTURES & LUMINARIES)
B. 221°F (105°C) MAX. TEMP. RATING
| |
C. #12-10 STRANDED COPPER WIRE ONLY
' | '/l —— SERRATED
- -
2. SEE www.panduit.com FOR PART NUMBER BARREL
SUFFIX DESIGNATION FOR PACKAGE SIZE.
3. MATERIAL:
A. STAMPING - .04 (1.02) THK. COPPER TIN PLATED .
B. HOUSING - VINYL, YELLOW
— BEVELED
DIMENSIONS [N BRACKETS ARE IN mm. 225(5.72) MAX. o EDGE
INSTALLATION TOOLS:
A. UL LISTED AND CSA CERTIFIED: CT-100A, WIRE INSUL. — FUNNELED
CT-600-A, CT-1550, CT-1551, CT-2500 DIA WIRE ENTRY
B. PANDUIT APPROVED: CT-550
6. WIRE STRIP LENGTH: 5/16 '/ @ @
-0
LISTED CERTIFIED
587H LR31212
ES2 164
m@wﬂlﬁ CORP. TINLEY PARK, ITLLINOIS
#12-10 BARREL, FUNNELED VINYL INSULATED
LOCKING FORK, .225 (5.72) MAX. WIRE
10|8/11|sHOR| ADDED INSTALLATION TOOLS, MODIFIED NOTE #2 INSUL. DIAMETER
Rev | DATE | BY DESCRIPTION cust| Pm Daw [T LA o NONE | A4 1226




