THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
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.06 2,00 | .052|.185| .300]| .370| .320| 8.5 | .330|.250 | .74 . 156 50 .40
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UNLESS OTHERWISE SPECIFIED, UNLESS OTHERWISE SPECIFIED,
DIMENSIONAL TOLERANCES ARE:
(.x) + .1(2.5)(.XXX) . .020(.51) ALL DIMENSIONS ARE GIVEN
(.XX) + +02(.5)ANGLES + IN INCHES, THIRD ANGLE PROJECTION.
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