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THIS COPY 1S PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

PANDUIT
PART NUMBER WEIGHT

(657.7 g9/EACH)

19.50 - FRTBWGIS 1.45 LBS/EACH
|
NOTES:
1. SEE CURRENT CATALOG FOR ADDITIONAL
| PART SUFFIXES TO INDICATE COLOR
| AND/OR PACKAGE QUANTITY.

2. THE FIBERRUNNER TRAPEZE BRACKET FOR

|
' ‘ Prs— ‘ WYR-GRID 18" PATHWAY INCLUDES:
-+ |©) D C D ¢ ©| - ONE (1) FIBERRUNNER TRAPEZE BRACKET

PANDUIT FOR WYR-GRID 18" PATHWAY
1 TWO (2) FIBERRUNNER TRAPEZE BRACKET
1.94

WYR-GRID CLIP ASSEMBLY.
3. DIMENSIONS IN PARENTHESES ARE METRIC.

22.50
[571.5] [49.3]
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