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MDU | Structured Media® Enclosures

28" STRUCTURED MEDIA ENCLOSURES, COVERS & DOORS

DESCRIPTION PART NO.

28" Enclosure and Flush-Mount Cover, 29.32" (744.7 mm) H x 15.62" (396.7 mm) W x 3.83" (97.3 mm) D 47605-28W

[A] 28" Enclosure, 28.0" (711.2 mm) H x 14.38" (365.3 mm) W x 3.63" (92.2 mm) D 47605-28N

28" Multi-Dwelling Unit Configuration A, Enclosure and Flush-Mount Cover,  
29.32" (744.7 mm) H x 15.62" (396.7 mm) W x 3.83" (97.3 mm) D* 47605-2MG

28" Multi-Dwelling Unit Configuration B, Enclosure only,  
28.0" (711. 2 mm) H x 14.38" (365.3 mm) W x 3.63" (92.2 mm) D* 47605-M28

28" Flush-Mount Cover, 29.32" (744.7 mm) H x 15.62" (396.7 mm) W x 0.20" (5.1 mm) D  47605-F28

28" Economy Hinged Door, 29.32" (744.7 mm) H x 15.62" (396.7 mm) W x 0.25" (6.4 mm) D 47605-28D

[B] 28" Premium Hinged Door, 29.32" (744.7 mm) H x 15.62" (396.7 mm) W x 0.25" (6.4 mm) D 47605-28P

28" Premium Vented Hinged Door, 29.32" (744.7 mm) H x 15.62" (396.7 mm) W x 0.25" (6.4 mm) D 47605-28S

28" Enclosure, job packed, 3 per pack, 28.0" (711.2 mm) H x 14.38" (365.3 mm) W x 3.63" (92.2 mm) D 47605-28G

28" Flush-Mount Cover only, job packed, 3 per pack, 29.32" (744.7 mm) H x 15.62" (396.7 mm) W x 0.20" (5.1 mm) D 47605-28B

[C] 28" Pre-Fab Back Plate, 25" (635.0 mm) H x 13.5" (342.9 mm) W x 0.38" (9.65 mm) D 47605-2BP

[G] Extender Bracket, 2" depth extension package for 28" Structured Media Enclosures** 47612-28B

Structured Media Enclosure Lock & Key for 14", 21", 28", and 42" hinged doors 5L000-L0K

42" STRUCTURED MEDIA ENCLOSURES, COVERS & DOORS

42" Enclosure and Flush-Mount Cover, 43.32" (1,100.3 mm) H x 15.62" (396.7 mm) W x 3.83" (97.3 mm) D 47605-42W

[D] 42" Enclosure, 42.16" (1,070.8 mm) H x 14.38" (365.3 mm) W x 3.63" (92.2 mm) D 47605-42N

42" Multi-Dwelling Unit Configuration A, Enclosure and Flush-Mount Cover,  
43.32" (1,100.3 mm) H x 15.62" (396.7 mm) W x 3.83" (97.3 mm) D* 47605-4MG

42" Multi-Dwelling Unit Configuration B, Enclosure only,  
42.16" (1,070.8 mm) H x 14.38" (365.3 mm) W x 3.63" (92.2 mm) D* 47605-M42

42" Flush-Mount Cover, 43.32" (1,100.3 mm) H x 15.62" (396.7 mm) W x 0.20" (5.1 mm) D 47605-F42

42" Economy Hinged Door, 43.32" (1,100.3 mm) H x 15.62" (396.7 mm) W x 0.25" (6.4 mm) D 47605-42D

[E] 42" Premium Hinged Door, 43.32" (1,100.3 mm) H x 15.62" (396.7 mm) W x 0.25" (6.4 mm) D 47605-42P

42" Premium Vented Hinged Door, 43.32" (1,100.3 mm) H x 15.62" (396.7 mm) W x 0.25" (6.4 mm) D 47605-42S

[F] 42" Pre-Fab Back Plate, 40.0" (1,016.0 mm) H x 13.5" (342.9 mm) W x 0.38" (9.65 mm) D 47605-4BP

[G] Extender Bracket, 2" depth extension package for 42" Structured Media Enclosures** 47612-42B

Structured Media Enclosure Lock & Key for 14", 21", 28", and 42" hinged doors 5L000-L0K

Leviton Extender Brackets provide an additional 2" of depth and enhanced 
ventilation for active gear within Leviton 28" and 48" Structured Media 
Enclosures. The brackets attach between the enclosure and the cover to form a 
2" deep, vented frame. The increased depth also allows space for better cable 
management and for larger modules, such as audio amplifiers, to be mounted 
within the Structured Media Enclosure.

**Extender Bracket (enclosure sold separately)
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Knock-out sizes support 1" and 2" commercial conduit.

MDU Configuration A MDU Configuration B

*STRUCTURED MEDIA ENCLOSURE END CAPS
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