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LED - Filament and Coloured Lamps
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B11 PAR20 PAR30LN A19 BR30

Lumen values are derived from photometric testing
For a complete list of compatible dimmers, please visit www.standardpro.com
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B11
63574 LED/B11/5W/D/STD/WH/AMB 5 E12 120 2 400 25 000 280 117 25 12/48

PAR20
62892 LED/PAR20/7W/40/D/STD/GRY/AMB 7 E26 120 2 400 25 000 380 40 35 12/48

PAR30LN
62893 LED/PAR30LN/11W/40/D/STD/GRY/AMB 11 E26 120 2 400 25 000 680 40 50 6/24

A19 Omni
62895 LED/OMNI/10W/D/STD/GRY/AMB 10 E26 120 2 400 25 000 750 215 60 6/48

BR30
62896 LED/BR30/10W/D/STD/GRY/AMB 10 E26 120 2 400 25 000 700 108 65 6/24
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Ambiance Amber LED lamps deliver warm lighting, creating a comfortable and cozy atmosphere. 
These lamps offer comfort and style while minimizing energy and maintenance costs when 
compared to incandescent equivalents. Completely dimmable, they allow the user to create a 
desired mood for any application.

Combine Ambiance Amber LED lamps with LED filament lamps victorian style for a complete 
lighting effect!

LED Ambiance 
Amber

DAMP DIMMABLE WARRANTY

3
YEARS


