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LED INDICATOR

CONFIRMS POWER

AND FAULT STATUS

#12-3 STJW, 300V CORD

COLOR: YELLOW

AUTOMATIC OR

MANUAL (SAFE START)

RESET TYPES

HIGH STRENGTH

POLYCARBONATE

HOUSING

COLOR: BLACK

TECHNICAL:

LISTED:                  UL AND cUL

RATED SUPPLY VOLTAGE: 120 VAC

RATED CURRENT: UP TO 15 AMPS OR CABLE RATING

RESET TYPE: AUTOMATIC OR MANUAL

OPERATING FREQUENCY: 60 Hz

TYPE: CLASS A

GROUND TRIP CURRENT: 4-6 mA

OVERLOAD CURRENT: 90 AMP 125 VAC

INSULATION VOLTAGE: 1,500 VRMS – 1 MINUTE

ENDURANCE OPERATIONS: 3000 OPERATIONS

MATERIAL NO. ENGINEERING NO. LENGTH "L" LENGTH "A" POWER-UP

1301530020 15050-1A 2 FT 7.5 IN 1 FT ± 1 IN AUTO

1301530037 15050-6A 7 FT 7.5 IN 6 FT ± 2 IN AUTO

1301530023 15050-25A 26 FT 7.5 IN 25 FT ± 2 IN AUTO

1301530031 15050-50A 51 FT 7.5 IN 50 FT ± 4 IN AUTO

1301530021 15050-1M 2 FT 7.5 IN 1 FT ± 1 IN MANUAL

1301530038 15050-6M 7 FT 7.5 IN 6 FT ± 2 IN MANUAL

1301530024 15050-25M 25 FT 7.5 IN 25 FT ± 2 IN MANUAL

1301530032 15050-50M 50 FT 7.5 IN 50 FT ± 4 IN MANUAL

2.00 REF. 2.35 REF.
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