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 Soft Ray® Frosted 
 Halogen PAR lamps
 Energy Efficient/Halogen Excel

Master: 15/1
When using a 130V lamp on a 120V line, life is extended by approximately 2.5 times and lumens are reduced by approximately 20%.
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Soft Ray Frosted Halogen Excel PAR Lamps

Applications
•  Indoor/outdoor accent lighting
•  Ideal for track and recessed  
 lighting systems
•  General illumination of public   
 spaces, offices, lobbies, etc.

Features
•  Glare-free frost lens
•  Halogen/Xenon technology  
 for enhanced performance
•  Silver coated reflectors for optimum  
 lumen output using less wattage
•  Fully dimmable and mercury free
•  Same look and feel of the lamps  
 they replace
•  Brass base

PAR20 
39W Replaces: 50W

PAR38  
39W Replaces: 45W

PAR30 
Short neck 
39W Replaces: 50W

PAR30 
Long neck 
39W Replaces: 50W

HALOGEN eXcel

 Item      Life/         M.O.L. 
 Number Lamp Description Watts Volts Beam Lumens Hours Base (inches) 

 S4130 39PAR20/HAL/XEN/FL/FR/120V 39 120 FL 42 500 1500 Med. 31/4 
 S4208 39PAR20/HAL/XEN/FL/FR/130V 39 130 FL 42 500 2000 Med. 31/4 
 S4131 39PAR30/HAL/XEN/FL/FR/120V 39 120 FL 42 500 1500 Med. 3 5/8
 S4209 39PAR30/HAL/XEN/FL/FR/130V 39 130 FL 42 500 2000 Med. 3 5/8 
 S4132 39PAR30L/HAL/XEN/FL/FR/120V 39 120 FL 42 500 1500 Med. 41/2
 S4210 39PAR30L/HAL/XEN/FL/FR/130V 39 130 FL 42 500 2000 Med. 41/2 
 S4133 39PAR38/HAL/XEN/FL/FR/120V 39 120 FL 42 500 1500 Med. Skt. 5 5/16 
 S4211 39PAR38/HAL/XEN/FL/FR/130V 39 130 FL 42 500 2000 Med. Skt. 5 5/16 


