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GENERAL NOTES

REVISIONS
DESCRIPTION:

ORIGINAL PROJECT NO / ( ERN NO ) SHEET NO: REV. NO: DRAWING NO:

1.  ALL DIMENSIONS ARE FOR 
    REFERENCE ONLY.
2.  DIMENSIONS IN BRACKETS [ ]
    ARE IN METRIC UNITS.
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No

TRADE
SIZE
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SIZE
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JACKET (in.) THROAT

(in.)

HEXAGON
SIZE
(A)

B
THREAD
LENGTH

(C)

HEXAGONAL
DIAMETER

(D)MINIMUM MAXIMUM
CISLR-9-03 * 3/8 3/8 0.069 0.187 0.375 3/4 31/32 17/32 13/16
CISL-9-03 * 3/8 3/8 0.115 0.312 0.375 3/4 31/32 17/32 13/16

CISLR-13-04 1/2 1/2 0.170 0.450 0.500 15/16 1 3/32 5/8 1 1/16
CISL-13-04 1/2 1/2 0.230 0.546 0.500 1 1/16 1 7/32 5/8 1 3/16

CISLR-21-04 1/2 1/2 0.250 0.485 0.600 1 9/32 1 11/32 5/8 1 7/16
CISL-21-04 1/2 1/2 0.450 0.709 0.600 1 9/32 1 11/32 5/8 1 7/16

CISLR-21-06 3/4 3/4 0.250 0.485 0.667 1 5/16 1 11/32 5/8 1 7/16
CISL-21-06 3/4 3/4 0.450 0.709 0.667 1 5/16 1 11/32 5/8 1 7/16

CATALOG
No

TRADE
SIZE
(in.)

K.O.
SIZE
(in.)

DIA. OVER CABLE
JACKET (in.) THROAT

(in.)

HEXAGON
SIZE
(A)

B
THREAD
LENGTH

(C)

HEXAGONAL
DIAMETER

(D)MINIMUM MAXIMUM
CISLFR-9-03 * 3/8 3/8 0.065 0.230 0.375 3/4 2 7/16 17/32 13/16
CISLF-9-03 * 3/8 3/8 0.105 0.315 0.375 3/4 2 7/16 17/32 13/16

CISLFR-13-04 1/2 1/2 0.095 0.290 0.500 15/16 3 15/32 5/8 1 1/16
CISLF-13-04 1/2 1/2 0.170 0.450 0.500 15/16 3 15/32 5/8 1 1/16

CISLFR-21-06 3/4 3/4 0.250 0.490 0.667 1 5/16 4 17/32 5/8 1 7/16
CISLF-21-06 3/4 3/4 0.435 0.705 0.667 1 5/16 4 17/32 5/8 1 7/16
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NOTES:
 
- MATERIAL: NYLON 6/6
  TPE SEALING RING
 
- FLAMMABILITY RATING: 94V-2
 
- TEMPERATURE RANGE: 
    STATIC: -40°C @ 115°C
    DYNAMIC: -20°C @ 100°C
 
-IP RATING 68 (70 PSI, 5 BAR)

NOTES:
 
- MATERIAL: NYLON 6/6
  TPE SEALING RING
 
- FLAMMABILITY RATING: 94V-2
 
- TEMPERATURE RANGE: 
    STATIC: -40°C @ 115°C
    DYNAMIC: -20°C @ 100°C
 
-IP RATING 68 (70 PSI, 5 BAR)
 
- APPROVED FOR NEMA 4. 4X &
   6P APPLICATIONS

* =       

* =       

TM

R

R


	Sheet 1
	Views
	CISL-9-03
	CISLR-9-03
	CISL-13-04
	CISLR-13-04
	CISL-21-06
	CISLR-21-06
	top_29
	top_30
	top_31
	top_32
	top_33
	top_34
	CISLF-9-03
	bottom_36
	CISLFR-9-03
	bottom_38
	CISLF-13-04
	bottom_40
	CISLFR-13-04
	bottom_42
	CISLF-21-06
	bottom_44
	CISLFR-21-06
	bottom_46
	new_view_47
	left_48
	new_view_49
	left_50



