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3VA51 125A Frame, 4-Pole Thermal-Magnetic Trip Unit
Cont.
Ampere 
Rating

S-Interrupting Class
(SEAS)

M-Interrupting Class
(MEAS)

H-Interrupting Class
(HEAS)

Catalog Number Catalog Number Catalog Number

TM210 FTFM Unprotected Neutral 
15 3VA5195-4ED41-0AA0 3VA5195-5ED41-0AA0 3VA5195-6ED41-0AA0
20 3VA5120-4ED41-0AA0 3VA5120-5ED41-0AA0 3VA5120-6ED41-0AA0
25 3VA5125-4ED41-0AA0 3VA5125-5ED41-0AA0 3VA5125-6ED41-0AA0
30 3VA5130-4ED41-0AA0 3VA5130-5ED41-0AA0 3VA5130-6ED41-0AA0
35 3VA5135-4ED41-0AA0 3VA5135-5ED41-0AA0 3VA5135-6ED41-0AA0
40 3VA5140-4ED41-0AA0 3VA5140-5ED41-0AA0 3VA5140-6ED41-0AA0
45 3VA5145-4ED41-0AA0 3VA5145-5ED41-0AA0 3VA5145-6ED41-0AA0
50 3VA5150-4ED41-0AA0 3VA5150-5ED41-0AA0 3VA5150-6ED41-0AA0
60 3VA5160-4ED41-0AA0 3VA5160-5ED41-0AA0 3VA5160-6ED41-0AA0
70 3VA5170-4ED41-0AA0 3VA5170-5ED41-0AA0 3VA5170-6ED41-0AA0
80 3VA5180-4ED41-0AA0 3VA5180-5ED41-0AA0 3VA5180-6ED41-0AA0
90 3VA5190-4ED41-0AA0 3VA5190-5ED41-0AA0 3VA5190-6ED41-0AA0

100 3VA5110-4ED41-0AA0 3VA5110-5ED41-0AA0 3VA5110-6ED41-0AA0
110 3VA5111-4ED41-0AA0 3VA5111-5ED41-0AA0 3VA5111-6ED41-0AA0
125 3VA5112-4ED41-0AA0 3VA5112-5ED41-0AA0 3VA5112-6ED41-0AA0

TM210 FTFM 100% Neutral

90 3VA5190-4GD41-0AA0 3VA5190-5GD41-0AA0 3VA5190-6GD41-0AA0
100 3VA5110-4GD41-0AA0 3VA5110-5GD41-0AA0 3VA5110-6GD41-0AA0
110 3VA5111-4GD41-0AA0 3VA5111-5GD41-0AA0 3VA5111-6GD41-0AA0
125 3VA5112-4GD41-0AA0 3VA5112-5GD41-0AA0 3VA5112-6GD41-0AA0

TM230 FTAM Unprotected Neutral

15 3VA5195-4EC41-0AA0 3VA5195-5EC41-0AA0 3VA5195-6EC41-0AA0
20 3VA5120-4EC41-0AA0 3VA5120-5EC41-0AA0 3VA5120-6EC41-0AA0
25 3VA5125-4EC41-0AA0 3VA5125-5EC41-0AA0 3VA5125-6EC41-0AA0
30 3VA5130-4EC41-0AA0 3VA5130-5EC41-0AA0 3VA5130-6EC41-0AA0
35 3VA5135-4EC41-0AA0 3VA5135-5EC41-0AA0 3VA5135-6EC41-0AA0
40 3VA5140-4EC41-0AA0 3VA5140-5EC41-0AA0 3VA5140-6EC41-0AA0
45 3VA5145-4EC41-0AA0 3VA5145-5EC41-0AA0 3VA5145-6EC41-0AA0
50 3VA5150-4EC41-0AA0 3VA5150-5EC41-0AA0 3VA5150-6EC41-0AA0
60 3VA5160-4EC41-0AA0 3VA5160-5EC41-0AA0 3VA5160-6EC41-0AA0
70 3VA5170-4EC41-0AA0 3VA5170-5EC41-0AA0 3VA5170-6EC41-0AA0
80 3VA5180-4EC41-0AA0 3VA5180-5EC41-0AA0 3VA5180-6EC41-0AA0
90 3VA5190-4EC41-0AA0 3VA5190-5EC41-0AA0 3VA5190-6EC41-0AA0

100 3VA5110-4EC41-0AA0 3VA5110-5EC41-0AA0 3VA5110-6EC41-0AA0
110 3VA5111-4EC41-0AA0 3VA5111-5EC41-0AA0 3VA5111-6EC41-0AA0
125 3VA5112-4EC41-0AA0 3VA5112-5EC41-0AA0 3VA5112-6EC41-0AA0

TM230 FTFM 100% Neutral
90 3VA5190-4GC41-0AA0 3VA5190-5GC41-0AA0 3VA5190-6GC41-0AA0

100 3VA5110-4GC41-0AA0 3VA5110-5GC41-0AA0 3VA5110-6GC41-0AA0
110 3VA5111-4GC41-0AA0 3VA5111-5GC41-0AA0 3VA5111-6GC41-0AA0
125 3VA5112-4GC41-0AA0 3VA5112-5GC41-0AA0 3VA5112-6GC41-0AA0

TM240 ATAM Unprotected Neutral

15 3VA5195-4EF41-0AA0 3VA5195-5EF41-0AA0 3VA5195-6EF41-0AA0
20 3VA5120-4EF41-0AA0 3VA5120-5EF41-0AA0 3VA5120-6EF41-0AA0
30 3VA5130-4EF41-0AA0 3VA5130-5EF41-0AA0 3VA5130-6EF41-0AA0
40 3VA5140-4EF41-0AA0 3VA5140-5EF41-0AA0 3VA5140-6EF41-0AA0
50 3VA5150-4EF41-0AA0 3VA5150-5EF41-0AA0 3VA5150-6EF41-0AA0
60 3VA5160-4EF41-0AA0 3VA5160-5EF41-0AA0 3VA5160-6EF41-0AA0
70 3VA5170-4EF41-0AA0 3VA5170-5EF41-0AA0 3VA5170-6EF41-0AA0
80 3VA5180-4EF41-0AA0 3VA5180-5EF41-0AA0 3VA5180-6EF41-0AA0

100 3VA5110-4EF41-0AA0 3VA5110-5EF41-0AA0 3VA5110-6EF41-0AA0

TM240 ATAM 100% Neutral

100 3VA5110-4GF41-0AA0 3VA5110-5GF41-0AA0 3VA5110-6GF41-0AA0

Ordering Information

The catalog numbers listed here are 
for complete, non-interchangable trip 
circuit breakers without lugs.

Order required lugs or connection 
technology separately for field 
installation.

All 3VA51 thermal-magnetic trip 
circuit breakers are UL listed for 
reverse feed applications.

For NAVAL-rated thermal-magnetic 
trip circuit breakers, change the 13th 
digit of the catalog number to the 
number "1". (For example, a 35KA 
@480VAC, 40A, 3-pole, NAVAL rated 
3VA51 would be catalog number 
3VA5140-5ED31-1AA0)

3VA51 125A 4-Pole
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