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SCREW: NONE

CAT. NO.:

INFORMATION SHEET:

SEE CHART

NONE

MATERIAL:

 

PLATING:

MARKING:

HEAVY WALL HEAT CHRINKABLE TUBING BLK

NONE DRAWN BY:

DATE:

REV:

SHEET:
OF 

D

SCALE: 

SIZE:

 

A

R1245 - R1260

JG

10/25/2007

SEE BELOW

DWG. NO.

800-776-9775    www.ilsco.com

PART # CAT # DESCRIPTION EXP ID L REC ID CONDUCTOR SIZE RECOVERED WALL THICKNESS

R1245 21106* HEAVY WALL HS-.400 6" .150 14-6 AWG .060

R1246 21112* HEAVY WALL HS-.400 12" .150 14-6 AWG .060

R1247 21206 HEAVY WALL HS-.750 6" .220 8-1 AWG .090

R1248 21209 HEAVY WALL HS-.750 9" .220 8-1 AWG .090

R1249 21212 HEAVY WALL HS-.750 12" .220 8-1 AWG .090

R1250 21230 HEAVY WALL HS-.750 30" .220 8-1 AWG .090

R1251 21406 HEAVY WALL HS-1.100 6" .375

2-4/0 AWG

.120

R1252 21409 HEAVY WALL HS-1.100 9" .375

2-4/0 AWG

.120

R1253 21412 HEAVY WALL HS-1.100 12" .375

2-4/0 AWG

.120

R1254 21448 HEAVY WALL HS-1.100 48" .375

2-4/0 AWG

.120

R1255 21609 HEAVY WALL HS-1.500 9" .500

4/0-400MCM

.140

R1256 21612 HEAVY WALL HS-1.500 12" .500

4/0-400MCM

.140

R1257 21648 HEAVY WALL HS-1.500 48" .500

4/0-400MCM

.140

R1258 21709 HEAVY WALL HS-2.000 9" .750 500MCM-1000MCM .155

R1259 21712 HEAVY WALL HS-2.000 12" .750 500MCM-1000MCM .155

R1260 21748 HEAVY WALL HS-2.000 48" .750 500MCM-1000MCM .155

CONDUCTOR SIZE

 

ILSCO LOGO


