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Quik t ron® Connec t iv i t y  So lut ions

f i b e r            c o p p e r            r a p i d r u n           a u d i o / v i d e o     p c / c o m p u t e r 

Legrand is a global leader in network infrastructure solutions, with products designed 

to support your data center, building network or audio/video application. Our 

connectivity, physical support, cable management and cooling solutions feature 

notable product lines like Cablofil®, Electrorack®, On-Q®, Ortronics®, Quiktron®, 

RapidRun® and Wiremold® — for an integrated system that’s designed to be better™.

Quik t ron®



www.legrand.us/quiktron   •   800.361.0471 www.legrand.us/quiktron   •   800.361.047147

Cat6 Patch Cables
Quiktron’s Cat6 patch cables deliver uncompromising   
performance and exceptional value. Each cable meets or exceeds 
Cat6 TIA/EIA-568-B-2.1 standards and are designed to handle 
bandwidth intensive applications. The pairs in these cables 
feature a high tolerance twist design that helps maintain the 
twist spacing up to the termination point. This drastically reduces 
both impedance and structural return loss (SRL) as compared  
to standard Cat5e wire and keeps Near-End Crosstalk (NEXT) 
levels to a minimum.

Features:

 •  Connector: 50micron gold plated RJ45 male to male

	 •	  Conductor: 24AWG stranded copper

	 •	  Q-Series Cat6 patch cables are made in the U.S.A. and are 
available in custom lengths and colors 

	 •	  Most Value Series patch cables available for same day shipping

 •	 Q-Series and Value Series carry a lifetime warranty

CAT6 PATCH CABLES

Value Series Cat6 Patch Cables — Non-Booted
Length Black Blue Gray Green Orange Purple Red White Yellow

1ft 566-135-001 566-110-001 566-100-001 566-120-001 566-140-001 566-145-001 566-130-001 566-125-001 566-115-001

3ft 566-135-003 566-110-003 566-100-003 566-120-003 566-140-003 566-145-003 566-130-003 566-125-003 566-115-003

5ft 566-135-005 566-110-005 566-100-005 566-120-005 566-140-005 566-145-005 566-130-005 566-125-005 566-115-005

7ft 566-135-007 566-110-007 566-100-007 566-120-007 566-140-007 566-145-007 566-130-007 566-125-007 566-115-007

10ft 566-135-010 566-110-010 566-100-010 566-120-010 566-140-010 566-145-010 566-130-010 566-125-010 566-115-010

14ft 566-135-014 566-110-014 566-100-014 566-120-014 566-140-014 566-145-014 566-130-014 566-125-014 566-115-014

25ft 566-135-025 566-110-025 566-100-025 566-120-025 566-140-025 566-145-025 566-130-025 566-125-025 566-115-025

50ft 566-135-050 566-110-050 566-100-050 566-120-050 566-140-050 566-145-050 566-130-050 566-125-050 566-115-050

Value Series Cat6 Patch Cables — Booted
Length Black Blue Gray Green Orange Purple Red White Yellow

1ft 576-135-001 576-110-001 576-100-001 576-120-001 576-140-001 576-145-001 576-130-001 576-125-001 576-115-001

3ft 576-135-003 576-110-003 576-100-003 576-120-003 576-140-003 576-145-003 576-130-003 576-125-003 576-115-003

5ft 576-135-005 576-110-005 576-100-005 576-120-005 576-140-005 576-145-005 576-130-005 576-125-005 576-115-005

7ft 576-135-007 576-110-007 576-100-007 576-120-007 576-140-007 576-145-007 576-130-007 576-125-007 576-115-007

10ft 576-135-010 576-110-010 576-100-010 576-120-010 576-140-010 576-145-010 576-130-010 576-125-010 576-115-010

14ft 576-135-014 576-110-014 576-100-014 576-120-014 576-140-014 576-145-014 576-130-014 576-125-014 576-115-014

25ft 576-135-025 576-110-025 576-100-025 576-120-025 576-140-025 576-145-025 576-130-025 576-125-025 576-115-025

50ft 576-135-050 576-110-050 576-100-050 576-120-050 576-140-050 576-145-050 576-130-050 576-125-050 576-115-050

Q-Series Cat6 Cables
Black Blue Gray Green Orange Purple Red White

Non-Booted 540-135-LLL 540-110-LLL 540-100-LLL 540-120-LLL 540-140-LLL 540-145-LLL 540-130-LLL 540-125-LLL

Booted 541-135-LLL 541-110-LLL 541-100-LLL 541-120-LLL 541-140-LLL 541-145-LLL 541-130-LLL 541-125-LLL

Slimline Boots* 541-135-LLLSLB 541-110-LLLSLB 541-100-LLLSLB 541-120-LLLSLB 541-140-LLLSLB 541-145-LLLSLB 541-130-LLLSLB 541-125-LLLSLB

Crossover 542-135-LLL 542-110-LLL 542-100-LLL 542-120-LLL 542-140-LLL 542-145-LLL 542-130-LLL 542-125-LLL

Shielded 630-135-LLL 630-110-LLL 630-100-LLL 630-120-LLL 630-140-LLL 630-145-LLL 630-130-LLL 630-125-LLL

Solid Wire, Plenum Rated 543-135-LLL 543-110-LLL 543-100-LLL 543-120-LLL 543-140-LLL 543-145-LLL 543-130-LLL 543-125-LLL

Jack-Plug 628-135-LLL 628-110-LLL 628-100-LLL 628-120-LLL 628-140-LLL 628-145-LLL 628-130-LLL 628-125-LLL

Jack-Jack 629-135-LLL 629-110-LLL 629-100-LLL 629-120-LLL 629-140-LLL 629-145-LLL 629-130-LLL 629-125-LLL

Note:  LLL = Length in feet
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