SATCO | NUVO

LI G HTING

S2438 (G25 Lighting Facts PerBub
H3.|O en Brightness 750 lumens

43G25/HAL/WH/120V P Ectimated $5.18
: Energy Cost
Lamp Type Halogen 9y
per year, based on 3 hrs/day, 11c/kWh.
Bulb Type G25 Energy cost depends on utility rates and light
use.
Base Type E26 Average Life 0.9 years
Wattage 43 Based on 3 hrs/day
Color Temperature 2900 Light Appearance
. Warm Cool
Color Rendering Index CRI 100 l 1
o A
Warranty Avg. Rated Hour Limited 2900 K
Energy Used 43 watts
Product Specifications
Incandescent
ltem Number Technology UPC Voltage WELS Equivalent Lamp Shape Base
S2438 Halogen *20045923024386 120 43 n/a G25 Medium
ANSI Base Lamp Code  DmmableMNon- Finish MOLininches MODininches Initial Lumens ' vorage Rated
Dimmable Hours
E26 43G25/HAL/WH/120V  Yes n/a 43/8 35/32 750 1000
Kelvin Temp Color CRI Bearg:gread Pack Package Type ENERGY STAR RoHS Compliant
2900 Warm White 100 360 72 Box n/a Yes
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