BSATCO | NUVO

S49392
|1 R | 36W/LED/HP/850/100-277V/E26
; GENERAL SPECIFICATIONS
EEJ Shape: Corncob
. . Wattage: 36W
pie—  “my Lumen Output: 4968LL
Color Temperature: 5000K
Base: Medium

s @ J-=- RoHS

TECHNICAL SPECIFICATIONS

Wattage: 36W CRI: 80CRI
Volts: 100V-277V Lumen Output: 4968L
HID Equivalent: 150w Dimmable: Non-Dimmable
Shape: Corncob Burning Position: Base Up, Base Down, or Horizontal
Filament: LED Beam Spread: 300D
Base: Medium Power Factor: >0.9
ANSI Base: E26 Operating Temp: -30C (-22F) to a maximum of il-fé)FC
Housing Color: White (+140F)
Hours Rated: 35000H Enclosure Rating: Enclosed Rated Lamp
Color Temperature: 5000K e cULus - Classified; cULus - Certified;
p Safety Listing: cULus - Listed
Technology: LED
Material: Aluminum / Polycarbonate (PC)
MOL: 7.16" Safety Listing: cULus - Classified; cULus -
MOD: 3.35" Y 9 Certified; cULus - Listed
Weight: 1.57 Location Rating: Damp
L6 SAthe 6 T—— Energy Star: No
. o Length: 6 in. Width: 6 in. Height:
i (SR TS S 8.5 in. UL File Listing: US/CN - E356817; US/CN -
9 E335148
RoHS Compliant: Yes
FCC Compliant: Yes
SDS Class: LED_Lamp
PACKAGING

Each UPC: 045923493928 Inner UPC: 20045923493922 Case UPC: 10045923493925

Each Quantity: 1 Inner Quantity: 0 Case Quantity: 12

Each Dimensions: 3.94 x 3.94 x 8.46" Inner Dimensions: 0.00 x 0.00 x 0.00" Case Dimensions: 16.34 x 12.40 x 9.25"
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