
G U Y  S T R A N D  A N D  E H S  C A B L E 
W I R E  P U L L I N G  G R I P S
W i d e l y  u s e d  i n  t h e  P o w e r  U t i l i t y  a n d  C o m m u n i c a t i o n 

f i e l d s  t o  p u l l  w i r e  a n d  c a b l e .



Cat.  
No.

Body  
Style

Nominal Guy 
Strand Sizes

Maximum  
Safe Load Spring Locking  

Handle
Jaw  

Length
Approx.  
Weight

1684-5C Chicago 0.22" to 0.55" 8,000 lbs.  
(3,629 kg) • •

5"  
(13 cm)

6.25 lbs.  
(2.84 kg)

1685-50C Parallel 0.3" to 0.8" 10,000 lbs.
(4,536 kg) • – 7 lbs.  

(3.18 kg)

KT45005C Parallel 0.18" to 0.6" 5,000 lbs. 
(2,268 kg) • – 4" 

(10 cm)
3.8 lbs. 
(1.7 kg) 

www.kleintools.com
See our complete line of Wire Pulling Grips

Sawtooth jaw profile ensures optimal grip strength on guy strand and EHS cables

• Spring helps maintain cable position in grip jaw

• Longer jaw increases surface area contact with cable, minimizing cable damage

• Designed to work with galvanized guy strand

GUY STRAND AND EHS CABLE 
WIRE PULLING GRIPS
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0.3" to 0.8"
1685-50C

NEW

0.18" to 0.6"
KT4500-5C

0.22" to 0.55"
1684-5C


