
Data is based upon tests performed in a controlled environment and representative of relative performance.  
Actual performance can vary depending on operating conditions. Specifications are subject to change without notice.

Technical Information Bulletin Ballast

ORDERING INFORMATION

SPECIFICATIONS

March 9, 2015

WARRANTY:  
Ballast warranty of 5 years for electronic ballast 75 °C. Ballast warranty of 3 years for electronic ballast 90 °C. 
For more information visit our website.	  

FLUORESCENT BALLAST
E196872

Ballast type: Electronic
Starting method: Instant Start
Lamp connection: Parallel
Input voltage (V): 120
Input frequency (Hz): 50/60
Max. case temperature: 75 °C
Thermal protection: Class P

Order code: 10301
Description: E296T12IS120/N
UPC: 69549103016

Type 1 Outdoor
Contains PCBs: No
Sound rating: A
Open current voltage (OCV) (V): 600
Inherent thermal protection: Yes
ICES-005 Compliant: Class A RFLD
Auto-restrike: Yes
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  120 VOLTS
F96T12 (75W) 2 75 0/-18 1.12 133 0.86 10 0.99 1.7 0.65
F96T12/ES (60W) 2 60 0/-18 0.95 113 0.88 10 0.99 1.7 0.78
F84T12 (70W) 2 70 0/-18 1.04 122 0.88 10 0.98 1.7 0.72
F72T12 (57W) 2 57 0/-18 0.92 107 0.90 12 0.97 1.7 0.84
F64T12 (52W) 2 52 0/-18 0.78 93 0.90 12 0.99 1.7 0.97
F60T12 (50W) 2 50 0/-18 0.72 85 0.90 12 0.99 1.7 1.06
F48T12 (40W) 2 40 0/-18 0.67 76 0.92 15 0.95 1.7 1.21
F48T12/ES (30W) 2 30 0/-18 0.56 64 0.92 15 0.95 1.7 1.44

F96T12 (75W) 1 75 0/-18 0.70 83 1.02 10 0.99 1.7 1.23
F96T12/ES (60W) 1 60 0/-18 0.60 71 1.05 10 0.99 1.7 1.48
F84T12 (70W) 1 70 0/-18 0.64 75 1.05 10 0.98 1.7 1.40
F72T12 (57W) 1 57 0/-18 0.57 66 1.04 12 0.97 1.7 1.58
F64T12 (52W) 1 52 0/-18 0.51 60 1.03 12 0.98 1.7 1.72
F60T12 (50W) 1 50 0/-18 0.47 56 1.02 12 0.99 1.7 1.82
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Description:  E254T5HOPS120-277/N/XTRM
Electronic ballast / Ballast électronique GOLD LABEL
Class P / Classe P      Type HL / Type HL
No PCB’s / Aucun BCP      Type 1 outdoor / Type 1 extérieur
Sound rating / Niveau sonore: A
THD / DHT: <10%       OCV / TCO: 600 V      tc = 194°F / 90 °C
Min. start temp. / Temp. de départ min. = -22°F / -30°C
Inherent thermal protection / Protection thermique interne
High power factor / Facteur de puissance élevée
Lamp protection circuit / Circuit de protection de la lampe
ICES-005 Class A RFLD / NMB-005 DEFR classe A FLUORESCENT BALLAST

43Z2
E196872

CAUTION/AVERTISSEMENT
Disconnect line voltage 
before installing or 
replacing the ballast. 
Install in accordance with 
National Electrical Code. 
Ballast must be grounded.
Couper la tension avant 
d’installer ou de 
remplacer le ballast. 
Installez selon le code 
national de l’électricité. 
Le boîtier du ballast doit 
être mis à la terre.
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(Cap o� each yellow wire individually)
(Isoler chaque �l jaune individuellement)
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LAMP/LAMPE

LAMP/LAMPE

Lamp type
Type de lampes 

F54T5HO
F49T5HO
TTL55
TTL50

F54T5HO
F49T5HO
F39T5
TTL55
TTL50

lamp
lampe1 lamps

lampes2

This lighting equipment complies with Canadian standard ICES-005; for use in 
commercial applications.

WARRANTY

5
YEARS

WARRANTY

ONE SYSTEM 
WARRANTY
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BALLAST DIMENSIONS

WIRING DIAGRAM

LEADS LENGTH

Order code: 10301
Description: E296T12IS120/N
UPC: 69549103016

Length (L): 9.45” (24.0 cm)
Width (W): 1.80” (4.57 cm)
Height (H): 1.37” (3.48 cm)
Mounting (M): 8.90” (22.61 cm)

Black 25” (63.5 cm)
White 25” (63.5 cm)
Blue 66” (167.6 cm)
Red 60” (152.4 cm)

This lighting equipment complies with Canadian standard ICES-005; for use in 
commercial applications.
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For one lamp application, cap off one blue wire
Pour une application avec une lampe, isolez un fil bleu
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