
Data is based upon tests performed in a controlled environment and representative of relative performance.  
Actual performance can vary depending on operating conditions. Specifications are subject to change without notice.
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Technical Information Bulletin LED Wrap

Date:
In hands date of project:
Project name/Number:
Name of distributor:
Client #:
Name of end user:

POWER FACTOR (PF)

TOTAL HARMONIC DISTORTION (THD)

FEATURES AND SPECIFICATIONS

FIXTURE PERFORMANCE

January 5, 2018

0.9 - 120 V
0.9 - 277 V

10% - 120 V
10% - 277 V

CAN ICES-005 (B) This lighting equipment complies with Canadian standard ICES-005; for use in commercial and residential applications.

Order code: 66261
Description: LWR4/120-277/42W/40K/FR/A2/STD
UPC: 69549662612
Case quantity: 1

Volts (VAC): 120-277
Frequency (Hz): 50/60
Watts (W): 42
Colour temperature (K): 4 000
CRI: 80+
Life L90 (hrs): 36 000
Life L70 (hrs): 50 000
Lumens (lm): 4 288
Efficacy (LPW): 105
Beam angle (°): 120
Dimmable: 0-10 V
Operating Temperature (range): -20°C to 55°C (-4°F to 131°F)
Input Current (A): 0.45
Output Current (mA): 1 000
Surge protection (kV): 2.5

           LWR4           /       120-277      /    42W   /         40K         /           FR          /               A2               /          STD

Family Volts
(V)

Watts
(W)

Colour Temp.
(K) Lens Type Driver Brand

Linear Wrap 4ft 120-277 V
34

4 000 Frosted
Espen (34 W only)

STANDARD
42 Simon (42 W only)

INDOORDIMMABLE DAMP WARRANTY

5
YEARS

Applications: Designed for commercial and residential applications
Mounting option: Surface
Lens material: Frosted PMMA
Housing material: Steel (White)
DLC : DLC Standard
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PHOTOMETRICS - BEAM SPREAD*

* complete IES files available on our website.

PHOTOMETRICS - CANDELA DISTRIBUTION*

COMPATIBLE DIMMER LIST

COEFFICIENTS OF UTILIZATION (ZONAL CAVITY METHOD)*

TOTAL HARMONIC DISTORTION (THD)

January 5, 2018

Order code: 66261
Description: LWR4/120-277/42W/40K/FR/A2/STD
UPC: 69549662612
Case quantity: 1

Vertical spread -
Horizontal spread -

Height Footcandle Beam Diameter

3.5' 4.2'

6.9' 8.1'

10.4' 12.3'

14.0' 16.5'

17.3' 20.4'

20.9' 24.6'

1.7'

3.3'

5.0'

6.7'

8.3'

10.0’

548

145

63.4

35.3

23.0

15.8

92.5°
 101.8°

Leviton IPL710-DL

Lutron NFTV
NTFTV

STANDARD 61989 Transceiver
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Qty Description Price

I accept the specifications of the luminaire configuration mentioned above.

Name:
Company:
Signature:     Date:

TECHNICAL DRAWING

WIRING DIAGRAM

DIMENSIONS

January 5, 2018

Order code: 66261
Description: LWR4/120-277/42W/40K/FR/A2/STD
UPC: 69549662612
Case quantity: 1

Length: 4’ (1 234 mm)
Width: 6 17/32” (166 mm)
Depth: 2 17/32” ( 64.5mm)

4’  (1 234 mm) 2 17/32" ( 64.5 mm)

6 17/32" (166 mm)

•

•

•

Installation Instruction

General Wiring Diagram

WARNING

To reduce the risk of death, personal injury or property damage from fire, electric shock, falling parts, cuts/abrasions, 
and other hazards read all warnings and instructions included with and  on the fixture box and all fixture labels.

Before installing, servicing, or performing routine maintenance upon this equipment, follow these general precautions.
Commercial installation, service and maintenance of luminaires should be performed by a qualified licensed electrician.•

For the installation: If you are unsure about the installation or maintenance of the luminaires, consult a qualified
licensed electrician and check your local electrical code.
To prevent wiring damage or abrasion, do not expose wiring to edges of sheet metal or other sharp objects.•
Do not make or alter any open holes in an enclosure of wiring or electrical components during kit installation.•

WARNING

Turn off electrical power at fuse or circuit breaker box before wiring fixture to the power supply.•
Turn off the power when you perform any maintenance.•
Verify that supply voltage is correct by comparing it with the luminaire label information.•
All wiring connections should be capped with UL approved wire connectors.•

CAUTION

Avoid direct eye exposure to the light source while it is on.•
Account for small parts and destroy packing material, as these may be hazardous to children.•

NOTICE:
NOTICE: 

Resk od burn. Disconnect power and allow fixture to cool befor changing bulb or handing fixture.•

Green ground screw provided in proper location.Do not relocate.
Minimum 90° supply conductors.

NOTICE: Specifications and dimensions subject to change without notice.
NOTICE: Suitable for Dry or Damp location
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If you have an interest in this product,please feel free to contact the email:info@evertielighting.com
If you have an interest in the other product,please visit the web www.designlights.org/qpl.

Search by Keyword : ever-tie

120-277 V LED DRIVER
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