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Project Name

Notes

 General

Status Active

Finish Black

Wattage 10W

Length (in.) 288

Width (in.) 1.77

Height (in.) 7.48

Specifications

Technology LED

CRI 80

Lumen Output 260L

Rated Hours 15000

Voltage 120V

Weight (lb.) 3.51

Up/Down Installation Up/Down and Vertical

Fixture Type String Light

Compliance

Energy Star No

CA T20 / T24 Rationale T20 Exempt - Fixtures Not
Regulated

California Prop 65 Lead

Additional Information

Warranty 3 Year Limited - 3 hr per day
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