SIEMENS

Data sheet US2:B215AFCH

Siemens Low Voltage Molded Case Circuit Breakers Panelboard Mounting
240V AFCI Circuit Breakers - 2-Pole, AFCI - BAFH, 22KAIC, 120/240VAC
are Circuit Protection Molded Case Circuit Breakers. Type: BL Application:
Electrical Distribution Standard: UL 1699 Voltage Rating: 120/240V
Amperage Rating: 15A Trip Range: Thermal Magnetic Interrupt Rating: 22
AIC Number Of Poles: 2P Connection: BOLT-ON Length: 12.9 Width: 3.4

Height: 3.5
number of poles 2
suitability for operation Electrical Distribution

Electricity

continuous current rated value 15A

product brand name SIEMENS
type of electrical connection BOLT-ON
depth [in] 12.9in
design of the product BL

height [in] 3.5in

width [in] 34in
standard UL 1699
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https://www.automation.siemens.com/bilddb/interfaces/InterfaceImageDB.asmx/GetImageVariantByMLFB?interfaceuserid=TED&objecttype=60&imagevariantid=73&articlenumber=US2:B215AFCH&lang=en,XX
https://support.industry.siemens.com/cs/ww/en/pv/US2:B215AFCH
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