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T KNOCKOUT & CONDUIT SIZE
A P2 FOR 12,7 CONDUIT
B PP e X 9P86 FOR 127 % 19 CONDUIT
C 2286 X ©349 FOR 19 & 254 CONDUIT

Alle Bemassungswerte sind in Millimeter (mm) angegeken.
All dimensions are in millimeters (mm>
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