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GP174C 15/8- 1 7/8 1.625 - 1.875 [41 - 48] 1 1/2 1.900 [48] 8 Sl]L 0.129 4 STR 0.232 10mm’ SEIL [3.6] 16mm’ STR [5.1] 2.31 [59] 2.69 [68] 5/8 [16] 1.31 [33] 3.25 [83] 268 660 74.4

GP1726 15/8- 1 7/8 1.625 - 1.875 [41 - 48] 1 1/2 1.900 [48] 4 Sl]L 0.204 2/0 STR 0.416 25nn' STR [6.5] 50mm’ STR [9.3] 2.31 [59] 2.69 [68] 3/8 [10] 1.69 [43] 3.25 [83] 268 240 27.0

GP1729 15/8- 1 7/8 1.625 - 1.875 [41 - 48] 1 1/2 1.900 [48] 2/0 Sl]L 0.365 250 KCMIL 0.575 70mm’ STR [10.9] 120mm’ STR [14.4] 2.31 [59] 2.69 [68] 3/8 [10] 1.94 [49] 3.25 [83] 268 240 27.0

GP1734 15/8- 1 7/8 1.625 - 1.875 [41 - 48] 1 1/2 1.900 [48] 300 KCMIL 0.63 500 KCMIL 0.814 185mm’ STR [17.8] 240mm’ STR [20.3] 2.50 [64] 3.19 [81] 1/2 [13] 2.56 [65] 3.63 [92] 302 480 54.1

D GP1739 15/8- 1 7/8 1.625 - 1.875 [41 - 48] 1 1/2 1.900 [48] 550 KCMIL 0.855 750 KCMIL 0.998 300mm’ STR [22.6] 400mm’ STR [26.1] 2.75 [70] 3.56 [90] 5/8 [16] 3.06 [78] 4 [102] 369 660 74.4

GP1744 15/8- 1 7/8 1.625 - 1.875 [41 - 48] 1 1/2 1.900 [48] 800 KCMIL 1.031 1000 KCMIL 1.152 400mm’ STR [26.1] 500mm’ STR [28.3] 2.75 [70] 3.56 [90] 5/8 [16] 3.44 [78] 4 [102] 369 660 74.4

GP184C 2 2.000 [51] 2 2.375 [60] 8 Sl]L 0.129 4 STR 0.232 10mm’ SEIL [3.6] 16mm’ STR [5.1] 2.75 [70] 2.63 [67] 3/8 [10] 1.31 [33] 3.69 [94] 257 240 27.0

GP1826 2 2.000 [51] 2 2.375 [60] 4 Sl]L 0.204 2/0 STR 0.416 25nn' STR [6.5] 50mm’ STR [9.3] 2.75 [70] 2.63 [67] 3/8 [10] 1.69 [43] 3.69 [94] 257 240 27.0

GP1829 2 2.000 [51] 2 2.375 [60] 2/0 Sl]L 0.365 250 KCMIL 0.575 70nnz STR [10.9] 120nn2 STR [14.4] 2.75 [70] 2.63 [67] 3/8 [10] 1.94 [49] 3.69 [94] 257 240 27.0

GP1834 2 2.000 [51] 2 2.375 [60] 300 KCMIL 0.63 500 KCMIL 0.814 185mm’ STR [17.8] 240mm’ STR [20.3] 2.75 [70] 3.5 [89] 1/2 [13] 2.56 [65] 4.06 [103] 260 480 54.1

GP1839 2 2.000 [51] 2 2.375 [60] 550 KCMIL 0.855 750 KCMIL 0.998 300nn' STR [22.6] 400mm’ STR [26.1] 3.00 [76] 3.63 [92] 5/8 [16] 3.06 [78] 4.44 [113] 376 660 74.4

'2
GP1844 2 2.000 [51] 2 2.375 [60] 800 KCMIL 1.031 1000 KCMIL 1.152 400nn’ STR [26.1] 500nn2 STR [28.3] 3.00 [76] 3.88 [99] 5/8 [16] 3.44 [87] 4.44 [113] 355 660 74.4

GP194C 2 1/2 2.500 [64] 2 1/2 2.875 [73] 8 Sl]L 0.129 4 STR 0.232 10mm’ SEIL [3.6] 16mm’ STR [5.1] 3.25 [83] 3.19 [81] 3/8 [10] 1.31 [33] 4.19 [106] 266 240 27.0

GP1926 2 1/2 2.500 [64] 2 1/2 2.875 [73] 4 Sl]L 0.204 2/0 STR 0.416 25mm’ STR [6.5] 50mm’ STR [9.3] 3.25 [83] 3.19 [81] 3/8 [10] 1.69 [43] 4.19 [106] 266 240 27.0

GP1929 2 1/2 2.500 [64] 2 1/2 2.875 [73] 2/0 Sl]L 0.365 250 KCMIL 0.575 70nnz STR [10.9] 120nn2 STR [14.4] 3.25 [83] 3.19 [81] 3/8 [10] 1.94 [49] 4.19 [106] 266 240 27.0

GP1934 2 1/2 2.500 [64] 2 1/2 2.875 [73] 300 KCMIL 0.63 500 KCMIL 0.814 185mm’ STR [17.8] 240mm’ STR [20.3] 3.37 [86] 3.88 [99] 1/2 [13] 2.56 [65] 4.56 [116] 347 480 54.1

GP1939 2 1/2 2.500 [64] 2 1/2 2.875 [73] 550 KCMIL 0.855 750 KCMIL 0.998 300mm’ STR [22.6] 400mm’ STR [26.1] 3.62 [92] 3.94 [100] 5/8 [16] 2.56 [65] 4.94 [125] 356 660 74.4

GP1944 2 1/2 2.500 [64] 2 1/2 2.875 [73] 800 KCMIL 1.031 1000 KCMIL 1.152 400nn’ STR [26.1] 500nn2 STR [28.3] 3.62 [92] 3.94 [100] 5/8 [16] 3.44 [87] 4.94 [125] 356 660 74.4

C GP204C 3 3.000 [76] 3 3.500 [89] 8 Sl]L 0.129 4 STR 0.232 10mm’ Sl]L [3.6] 16mm’ STR [5.1] 3.5 [89] 3.44 [87] 3/8 [10] 1.31 [33] 4.81 [122] 267 240 27.0

GP2026 3 3.000 [76] 3 3.500 [89] 4 Sl]L 0.204 2/0 STR 0.416 25mm’ STR [6.5] 50mm’ STR [9.3] 3.5 [89] 3.44 [87] 3/8 [10] 1.69 [43] 4.81 [122] 267 240 27.0

GP2029 3 3.000 [76] 3 3.500 [89] 2/0 Sl]L 0.365 250 KCMIL 0.575 70nnz STR [10.9] 120mm’ STR [14.4] 3.5 [89] 3.44 [87] 3/8 [10] 1.94 [49] 4.81 [122] 267 240 27.0

GP2034 3 3.000 [76] 3 3.500 [89] 300 KCMIL 0.63 500 KCMIL 0.814 185mm’ STR [17.8] 240mm’ STR [20.3] 3.75 [95] 4.06 [103] 1/2 [13] 2.31 [59] 5.19 [132] 282 480 54.1

GP2039 3 3.000 [76] 3 3.500 [89] 550 KCMIL 0.855 750 KCMIL 0.998 300mm’ STR [22.6] 400mm’ STR [26.1] 4.00 [102] 4.44 [113] 5/8 [16] 3.06 [78] 5.56 [141] 660 74.4

GP2044 3 3.000 [76] 3 3.500 [89] 800 KCMIL 1.031 1000 KCMIL 1.152 400mm’ STR [26.1] 500mm’ STR [28.3] 4.00 [102] 4.44 [113] 5/8 [16] 3.44 [87] 5.56 [141] 660 74.4

GP214C 3 1/2 3.500 [89] 3 1/2 4.000 [102] 8 Sl]L 0.129 4 STR 0.232 10mm’ Sl]L [3.6] 16mm’ STR [5.1] 4.00 [102] 3.81 [97] 3/8 [10] 1.31 [33] 5.31 [135] 264 240 27.0S
GP2126 3 1/2 3.500 [89] 3 1/2 4.000 [102] 4 Sl]L 0.204 2/0 STR 0.416 25mm’ STR [6.5] 50mm’ STR [9.3] 4.00 [102] 3.81 [97] 3/8 [10] 1.69 [43] 5.31 [135] 264 240 27.0

GP2129 3 1/2 3.500 [89] 3 1/2 4.000 [102] 2/0 Sl]L 0.365 250 KCMIL 0.575 70nnz STR [10.9] 120mm’ STR [14.4] 4.00 [102] 3.81 [97] 3/8 [10] 1.69 [43] 5.31 [135] 264 240 27.0

GP2134 3 1/2 3.500 [89] 3 1/2 4.000 [102] 300 KCMIL 0.63 500 KCMIL 0.814 185mm’ STR [17.8] 240mm’ STR [20.3] 4.25 [108] 4.19 [106] 1/2 [13] 2.56 [65] 5.69 [145] 480 54.1

GP2139 3 1/2 3.500 [89] 3 1/2 4.000 [102] 550 KCMIL 0.855 750 KCMIL 0.998 300mm’ STR [22.6] 400mm’ STR [26.1] 4.50 [114] 4.94 [125] 5/8 [16] 3.06 [78] 6.06 [154] 373 660 74.4

GP2144 3 1/2 3.500 [89] 3 1/2 4.000 [102] 800 KCMIL 1.031 1000 KCMIL 1.152 400nn' STR [26.1] 500mm’ STR [28.3] 4.50 [114] 4.94 [125] 5/8 [16] 3.44 [87] 6.06 [154] 373 660 74.4

GP224C 4 4.000 [102] 4 4.500 [114] 8 Sl]L 0.129 4 STR 0.232 10nnz SEIL [3.6] 16nn2 STR [5.1] 4.50 [114] 3.75 [95] 3/8 [10] 1.31 [33] 5.81 [148] 261 240 27.0

B GP2226 4 4.000 [102] 4 4.500 [114] 4 Sl]L 0.204 2/0 STR 0.416 25mm’ STR [6.5] 50mm’ STR [9.3] 4.50 [114] 3.75 [95] 3/8 [10] 1.69 [43] 5.81 [148] 261 240 27.0

GP2229 4 4.000 [102] 4 4.500 [114] 2/0 Sl]L 0.365 250 KCMIL 0.575 70mm’ STR [10.9] 120mm’ STR [14.4] 4.50 [114] 3.75 [95] 3/8 [10] 1.94 [49] 5.19 [132] 257 240 27.0

GP2234 4 4.000 [102] 4 4.500 [114] 300 KCMIL 0.63 500 KCMIL 0.814 185nn’ STR [17.8] 240mm’ STR [20.3] 5.00 [127] 4.06 [103] 1/2 [13] 2.56 [65] 6.19 [157] 416 480 54.1

GP2239 4 4.000 [102] 4 4.500 [114] 550 KCMIL 0.855 750 KCMIL 0.998 300mm’ STR [22.6] 400mm’ STR [26.1] 5.25 [133] 5.06 [129] 5/8 [16] 3.06 [78] 6.56 [167] 368 660 74.4

GP2244 4 4.000 [102] 4 4.500 [114] 800 KCMIL 1.031 1000 KCMIL 1.152 400mm’ STR [26.1] 500mm’ STR [28.3] 5.25 [133] 5.06 [129] 5/8 [16] 3.44 [87] 6.31 [160] 368 660 74.4

GP2326 4 1/2 4.500 [114] 4 1/2 5.000 [127] 4 Sl]L 0.204 2/0 STR 0.416 25nn' STR [6.5] 16nn2 STR [5.1] 4.50 [114] 5.06 [129] 3/8 [10] 1.06 [27] 6.31 [160] 386 240 27.0

GP2329 4 1/2 4.500 [114] 4 1/2 5.000 [127] 2/0 Sl]L 0.365 250 KCMIL 0.575 70mm’ STR [10.9] 50mm’ STR [9.3] 4.50 [114] 4.31 [109] 3/8 [10] 1.94 [49] 6.69 [170] 386 240 27.0

'2
GP2334 4 1/2 4.500 [114] 4 1/2 5.000 [127] 300 KCMIL 0.63 500 KCMIL 0.814 185mm’ STR [17.8] 120mm’ STR [14.4] 5.50 [140] 4.31 [109] 1/2 [13] 2.56 [65] 6.69 [170] 335 480 54.1

GP2339 4 1/2 4.500 [114] 4 1/2 5.000 [127] 550 KCMIL 0.855 750 KCMIL 0.998 300nn' STR [22.6] 240mm’ STR [20.3] 5.50 [140] 5.31 [135] 5/8 [16] 3.06 [78] 7.06 [179] 660 74.4

GP2344 4 1/2 4.500 [114] 4 1/2 5.000 [127] 800 KCMIL 1.031 1000 KCMIL 1.152 400mm’ STR [26.1] 400mm’ STR [26.1] 5.50 [140] 5.31 [135] 5/8 [16] 3.44 [87] 7.06 [179] 660 74.4

GP2426 5 5.000 [127] 5 5.563 [141] 4 Sl]L 0.204 2/0 STR 0.416 25nn' STR [6.5] 500nn2 STR [28.3] 4.50 [114] 4.06 [103] 3/8 [10] 1.69 [43] 6.88 [175] 366 240 27.0

GP2429 5 5.000 [127] 5 5.563 [141] 2/0 Sl]L 0.365 250 KCMIL 0.575 70mm’ STR [10.9] 16mm’ STR [5.1] 4.50 [114] 4.44 [113] 3/8 [10] 1.94 [49] 6.88 [175] 240 27.0

GP2434 5 5.000 [127] 5 5.563 [141] 300 KCMIL 0.63 500 KCMIL 0.814 185nn’ STR [17.8] 50nn2 STR [9.3] 5.50 [140] 4.69 [119] 1/2 [13] 2.56 [65] 7.25 [184] 480 74.4

GP2439 5 5.000 [127] 5 5.563 [141] 550 KCMIL 0.855 750 KCMIL 0.998 300mm’ STR [22.6] 120mm’ STR [14.4] 5.50 [140] 5.44 [138] 5/8 [16] 3.06 [78] 7.63 [194] 660 54.1

GP2444 5 5.000 [127] 5 5.563 [141] 800 KCMIL 1.031 1000 KCMIL 1.152 400nn' STR [26.1] 240mm’ STR [20.3] 6.00 [152] 5.44 [138] 5/8 [16] 3.44 [87] 7.63 [194] 660 74.4

A GP8626 6 6.000 [152] 6 6.625 [168] 4 Sl]L 0.204 2/0 STR 0.416 25mm’ STR [6.5] 400mm’ STR [26.1] 4.50 [114] 4.81 [122] 3/8 [10] 1.69 [43] 7.94 [202] 326 240 27.0
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GP8629 6 6.000 [152] 6 6.625 [168] 2/0 Sl]L 0.365 250 KCMIL 0.575 70mm’ STR [10.9] 500mm’ STR [28.3] 4.50 [114] 4.81 [122] 3/8 [10] 2.31 [59] 7.94 [202] 326 240 27.0

GP8634 6 6.000 [152] 6 6.625 [168] 300 KCMIL 0.63 500 KCMIL 0.814 185nn’ STR [17.8] 50nn2 STR [9.3] 5.00 [127] 5.37 [137] 1/2 [13] 2.31 [59] 8.31 [211] 480 54.1

GP8639

GP8644

lg]-U_-LE g ; 6.000
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[152] 6 6.625 [168] 550 KCMIL 0.855 750 KCMIL 0.998 300mm’ STR [22.6] 120mm’ STR [14.4] 6.25 [159] 5.81 [148] 5/8 [16] 3.44 [87] 8.69 [221] 660 74.4
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AW BR AMPERES AMPERES AW BR AMPERES AMPERES 1-800-346-4175 (LEINDEINDERRY, NH)Kcml Kcml

8 98 103 4/0 444 466

6.000 [152] 6 6.625 [168] 800 KCMIL 1.031 1000 KCMIL 1.152 400mm’ STR [26.1] 240mm’ STR [20.3] 7.00 [178] 5.81 [148] 5/8 [16] 3.44 [87] 8.69 [221] 660 74.4 6 124 130 250 494 519
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