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| MATERIAL: HIGH STRENGTH 6061-T6 ALUMINUM, TIN PLATED.

2. SUITABLE FOR ALUMINUM OR COPPER CONDUCTORS.

3. BURNDY PEN-A PENETROX® |NHIBITOR IS RECOMMENDED FOR ALL
ALUMINUM TERMINATIONS .

4. CONNECTORS LISTED TO UL 4368 FOR ALUMINIUM AND COPPER CONNECTORS.
5. CSA CERTIFIED FOR ALUMINUM AND COPPER CONNECTORS.
6. LAY-IN FEATURE PROVIDES EASE OF INSTALLATION.

7. DIMENSTONS IN BRACKETS [ 1 ARE IN MILLIMETERS ROUNDED OFF TO THE
NEAREST MILLIMETER, UNLESS OTHERWISE NOTED, AND ARE FOR REFERENCE ONLY

8. ALL CONNECTORS RATED FOR 90° C.
[::>L\STED TO UL 467 GROUNDING AND BONDING, FILE £9999.

USTED TO UL4868 WIRE CONNECTORS AND SOLDERING LUGS, FILE E9498.
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TO ORDER BURNDY® PRODUCTS CALL

UNTTED STATES:

[-800-346-4175 (LONDONDERRY,

CANADA:

0-36T™6975 (QUEBEC)
(ALL OTHER PROVINCES)

FOR PRODUCT INFO: http://www.burndy.com
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