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TO ORDER BURNDY® PRODUCTS CALL
 

UNITED STATES
1-800-346-4175 (LONDONDERRY, NH)

 
CANADA:

1-800-361-6975 (QUEBEC)
1-800-387-6487 (ALL OTHER PROVINCES)

 
FOR PRODUCT INFO: http://www.burndy.com
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MECHANICAL GROUNDING

REV DATE DESCRIPTION ECO BY C'H'K.

B 05/02/2013 DRAWING UPDATE AS PER MARKUP 31522  YM   MB

NOTES:
 
1.  APPROXIMATE AMP RATING: 93A. THIS RATING MAY VARY WITH AMBIENT
    CONDITIONS, ORIENTATION OF THE BRAID, AND OTHER SERVICE CONDITIONS.
 
2.  DIMENSIONS IN BRACKETS [ ] ARE IN MILLIMETERS ROUNDED OFF TO THE 
     NEAREST MILLIMETER, UNLESS OTHERWISE NOTED, AND ARE FOR REFERENCE ONLY.
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COPPER FERRULES
(2 PER ASSEMBLY)

ITEM NUMBER CATALOG NO. LENGTH (L)

50007328 BB024L6T14 6.00 [152]
50007329 BB024L9T14 9.00 [229]
50024297 BB024L12T14 12.00 [305]
50024031 BB024L36T14 36.00 [914]
50024032 BB024L42T14 42.00 [1067]
50024033 BB024L48T14 48.00 [1219]
50024034 BB024L60T14 60.00 [1524]
50024035 BB024L72T14 72.00 [1829]
50024036 BB024L84T14 84.00 [2134]
50024037 BB024L108T14 108.00 [2743]

TINNED COPPER BRAID
(1 PER ASSEMBLY)

CATALOG NUMBER


