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CAT.  NO:

ITEM NO:

BRAID
SEE TABLE

SEE TABLE

DRAWN BY:

CHECKER:

DSN APRVL:

MFG APRVL:

QA APRVL:

MKT APRVL:

PROD FAM:

PROJECT #:

DOCUMENT TYPE:
REL LEVEL:

JL.BERGERON

B.ELLIS

JL.BERGERON

M.STEVENS

3/11/2014

12/30/1899

12/30/1899

SALES

Released

TO ORDER BURNDY® PRODUCTS CALL

 

UNITED STATES

1-800-346-4175 (LONDONDERRY, NH)

 

CANADA:

1-800-361-6975 (QUEBEC)

1-800-387-6487 (ALL OTHER PROVINCES)

 

FOR PRODUCT INFO: http://www.burndy.com

 

12/30/1899

--
12/30/1899

--

R.BOISVERT

7/2/2018

--

REV DATE DESCRIPTION ECO BY C'H'K.

A

07/07/2018

DIMENSION 1.75 MAX. ADDED 49379 JL BE

NOTES:

 

1.  APPROXIMATE AMP RATING: 1500 A.

     THIS RATING MAY VARY WITH AMBIENT CONDITIONS,

     ORIENTATION OF THE BRAID AND OTHER SERVICE CONDITIONS.

 

2.  MATERIAL: COPPER

 

3.  DIMENSIONS IN BRACKETS [  ] ARE IN MILLIMETERS ROUNDED OFF TO THE

     NEAREST MILLIMETER, UNLESS OTHERWISE SPECIFIED AND ARE FOR REFERENCE ONLY.

 

4.  APPROXIMATE WEIGHT: 21.225LBS 

 

 

3.50

[89]

(2 PLACES)

"L"

.88

[22]

(2 PLACES)

1.50

[38]

(2 PLACES)

1.75

[44]

(2 PLACES)

.56 DIA.

[14]

(4 PLACES)

TINNED COPPER BRAID

(5 PER ASSEMBLY)

1.00

[25]

 REF.

(2 PLACES)

TIN PLATED FERRULES

(2 PER ASSEMBLY)

B5G33D5G2W

1.75

[44]

 MAX.

ITEM NUMBER CAT NO LENGTH

50032357 B5G33D5G2W 33.50"

50092490 B5G36D62G2W 36.62"

50092491 B5G38D59G2W 38.59"

50092492 B5G44D69G2W 44.69"

50092493 B5G61D03G2W 61.03"


