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NEW  
WOOD BLADES

FEATURES

 ¢ Optimized teeth for fast cuts in wood

 ¢ Cut-away blade body shape for easier plunge cuts 

 ¢ Universal Fit, OPEN-LOK™ anchor raised for easy flush cuts and  
quick blade changes

WOOD BLADES

Description Material 1 Pack 3 Pack 10 Pack

1-3/8" High Carbon Steel Wood Blade
    

49-25-1101 49-25-1103 49-25-1109

2-1/2" High Carbon Steel Wood Blade
    

49-25-1111 49-25-1113 49-25-1119

3-1/2" Segmented High Carbon Steel Wood Blade
    

49-25-1121 − −

NEW  
SPECIALTY

FEATURES

 ¢ Universal OPEN-LOK™ anchor for quick  
blade changes

 ¢ Laser etching to easily identify blade application

 ¢ Specialty cutting, scraping, grinding, and 
sanding accessories

SPECIALTY

Description Material 1 Pack 2 Pack 5 Pack 6 Pack 10 Pack 25 Pack

5 IN 1 Drywall Blade 49-25-2281 − − − − −

2 IN 1 Carbide Grit Grout & Mortar Blade
  

49-25-2261 − − − − −

Boot Shaped Diamond Grit Grout Blade 49-25-2271 − − − − −

3 IN 1 Multi-Cutter Blade     49-25-2221 − − − − −

2 Pc Flexible & Rigid Scraper Blade Combo Pack
    

− 49-25-2202 − − − −

Window Sealant Cutters
  

− − 49-25-2222 − − −

Straight Sealant Cutters − − 49-25-2231 − − −

Tapered Sealant Cutters − − 49-25-2241 − − −

3-1/2" Triangle Sanding Pad
  

49-25-2001 − − − − −

10 Pc 3-1/2" Triangle Sanding Pad & Sandpaper
  

− − − − 49-25-2009 −

25 Pc 3-1/2" Sandpaper Assortment
  

− − − − − 49-25-2025

SPECIALTY CONTINUED ON NEXT PAGE >

NEW  
TITANIUM ENHANCED™ BI-METAL BLADES

FEATURES

 ¢ TITANIUM ENHANCED™ Bi-Metal for up to 15X Longer Life

 ¢ Cut-away blade body shape for easier plunge cuts

 ¢ Universal Fit, OPEN-LOK™ anchor raised for easy flush cuts and  
quick blade changes

15X
LONGER
LIFE

TITANIUM ENHANCED™ BI-METAL BLADES

Description Material 1 Pack 3 Pack 10 Pack

3/8" TITANIUM ENHANCED™ Bi-Metal Multi-Material Blade
  

Cu

    
49-25-1201 − −

1-1/4" TITANIUM ENHANCED™ Bi-Metal Multi-Material Deep Plunge Blade
  

Cu

    
49-25-1203 − −

1-3/8" TITANIUM ENHANCED™ Bi-Metal Multi-Material Blade
  

Cu

    
49-25-1231 49-25-1233 49-25-1239

2-1/2" TITANIUM ENHANCED™ Bi-Metal Multi-Material Blade
  

Cu

    
49-25-1241 49-25-1243 49-25-1249

3-1/2" TITANIUM ENHANCED™ Bi-Metal Multi-Material Blade
  

Cu

    
49-25-1271 − −

1-1/8" TITANIUM ENHANCED™ Bi-Metal Metal Blade
      

49-25-1251 49-25-1253 49-25-1259

1-3/4" TITANIUM ENHANCED™ Bi-Metal Metal Blade
      

49-25-1261 49-25-1263 49-25-1269

NEW  
JAPANESE TOOTH HARDWOOD BLADES

FEATURES

 ¢ Precision ground Japanese teeth for a smooth finish and up to 2X faster cuts

 ¢ Pro-Curve cutting edge for greater control and clean cuts

 ¢ Universal Fit, OPEN-LOK™ anchor raised for easy flush cuts and  
quick blade changes

2X
FASTER
CUTTING

JAPANESE TOOTH HARDWOOD BLADES

Description Material 1 Pack 3 Pack 10 Pack

1-3/8" High Carbon Steel Japanese Tooth Hardwood Blade
      

49-25-1131 49-25-1133 49-25-1139

1-3/4" High Carbon Steel Japanese Tooth Hardwood Blade
      

49-25-1141 49-25-1143 49-25-1149

2-1/2" High Carbon Steel Japanese Tooth Hardwood Blade
      

49-25-1151 49-25-1153 49-25-1159
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