
Model Number Description Length Width Depth Finish

LED-CHL-SLIM Slim format extruded architectural aluminum channel 48” .919” .31” Brushed Aluminum

LED-CHL-SLIM-BRACKETS (2) Mounting brackets Aluminum

LED-CHL-SLIM-EC (2) Solid end caps Grey

4’ ARCHITECTURAL SLIM MOUNTING CHANNEL
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©2020 GM Lighting
Specifications are subject to change

18700 Ridgeland Ave.
Tinley Park, IL  60477

Toll-Free: (866) 671-0811
FAX: (708) 478-2640

www.gmlighting.net
tech@gmlighting.net

LED-CHL-SLIM_041320

LED-CHL-SLIM

PRODUCT DESCRIPTION

Slim format aluminum channel with snap on semi-frosted diffusion lens that 
provides a rigid linear mounting platform that accomodates the following GM 
Lighting LED Ribbons

FOR LTR SERIES TAPE (DRY LOCATION ONLY)
LTR-P, LTR-S and LTR-E 

LTR300 ,LTR300-100, LTR300-SO, LTR300-100-SO, GM-EXT-24-60, 
GM300-24-SO, LTR30024, LTR30024-100 

FEATURES
•  Includes 2 mounting clips and screws
•  Includes acrylic frosted lens
•  End caps sold seperately
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“Lighting Enhanced by Design”

®

TAPE / CONNECTOR COMPATIBILITY.

Catalog No. Length Fits These Connectors For LED Tape Series Mill Dimensions

LED-CHL-SLIM 48” Soldered leads only

LTR-P, LTR-S, LTR-E Series
Dry location only

LTR300 Series LTR300-100 Series LTR300-SO Series LTR300-100-SO 
Series GM-EXT-24-60 Series GM300-24-SO Series LTR30024 Series 

LTR30024-100 Series

.624” x .25”

Please check our website at www.gmlighting.net for new additions to our line of architectural mounting extrusions.
	 	 	
	 	 	 	 	

ORDERING INFORMATION


