


Model

LTRP-60-BK

60W low-voltage transformer

BIJS

LISTED
E181950

3-5/8"

Specifications

Constant voltage mode power supply
Protection: short circuit / Over voltage
Input voltage: 120VAC 60Hz

Output voltage: 12VAC

Output Power: 60W

Maximum recommended load: 80%
Operating temperature: -30°C to 45°C
UL certification

5 year warranty

Finish

BK Black

Order example

LTRP-60-BK
60W low-voltage transformer
in a black finish

Model

LTR-300-BK
300W low-voltage transformer

CUS

LISTED

E181950

12-15/1¢6"

Ll

— 4-1/2" —

L.

Specifications

Constant voltage mode power supply
Protection: short circuit / Over voltage

Fully isolated metal case -
Cooling by air convection

Input voltage: 120VAC 60Hz

Output Power: 300W

Output voltage: 12,13, 14, 15VAC
Photocell sensor

Maximum recommended load: 80%
Operating temperature: -30°C to 45°C
UL certification

5 year warranty

Finish

BK Black

Order example

LTR-300-BK
300W low-voltage transformer
in a black finish
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