GGM/GGM-V

Electronic/Glass Fuses

MIDGET, PC MOUNT & MINIATURE FUSES

GGM/GGM-V
e Glass body

STANDARD FUSE
AMPERE RATINGS

Catalog Number | Axial Lead Cat. No | Ampere Rating m

¢ Fast-acting

* 5mmx20mm 66M4/10 GGM-v4/10 4/10A 250v 1
y 1'1/.2" Axial leads GGM1/2 GEMV1/2 1/2A 250V 2
optional
GGM6/10 GGM-V6/10 6/10A 250V 1
4/10A through 3A, 66M?/10 GGM-V?/10 ?/10A 250V 2
250VAC, UL Listed and GGM3/4 GGM-V3/4 3/4A 250V 2
CSA Certified GGM8/10 GGM-V8/10 8/10A 250V 1
G6M1 G6M-V1 1A 250V 2
4A through 8A, G6M1.1/4 GEM-V1:1/4 11/4A 250V | 2
125VAC, UL Listed and CSA Certified COML1/2 CEMVL1/2 11/2A 50V 5
G6M2 G6M-V2 2A 250V 2
LISTED @ G6M2-1/2 G6M-V2-1/2 21/2A 250V 2
GGM3 GGM-V3 3A 250V 2
G6M4 G6M-V4 A 125V 3
GGM5 GGM-V5 5A 125V 3
GGM6 GGM-V6 BA 125V 3
G6M? GEM-V? A 125V 3
GGM8 GGM-V8 8A 125V 3

1. 250VAC @ 35A I.R./125VAC @ 10KA I.R.
2. 250VAC @ 200A I.R./125VAC @ T0KA I.R.
3. 125VAC @ IOKA LR.
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