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PANDUIT PART NO. WEIGHT 

CJAST 0.9 oz. / ea. 
(28 g). / ea. 

 
NOTES: 
• STRIPS INSULATION UP TO 0.040” (1.0mm) 

OF MULTI CORE CABLE, UTP/STP CABLE,  
FIBER OPTIC CABLE, ETC. 

• STRIP RANGE:  0.1” – 0.43” (2.5 – 11mm) 

 

REPLACEMENT BLADE KIT: CJASTB 
(see drawing below) 

DIMENSIONS IN PARENTHESES ARE IN 
METRIC. 

ALL DIMENSIONS ARE FOR REFERENCE 
ONLY. 
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CJASTB REPLACEMENT BLADE 
(sold separately) 
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