
GREENLEE.COM Professional. Nothing Less.™

High Performance  
Ratchet Cutters

Maximum Leverage. 
Minimum Effort.

• Open jaw design enables single hand 
operation for confined work areas

• Precision ratcheting mechanism 
holds cable tight and allows for  
rapid advance cuts

• Material specific blade design allows 
for clean cuts and robust durability
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45208G
Open Jaw, Ratcheting 
Cable Cutter
Copper: 600 MCM 
Aluminum: 750 MCM

CU/ALCU/AL

45207
Flip Top, XL Ratcheting 
Cable Cutter
Copper: 1000 MCM 
Aluminum: 1000 MCM

CU/ALCU/AL

45210G
Flip Top, Ratcheting 
ACSR Cutter
ACSR: 336 MCM
Copper: 400 MCM 
Aluminum: 600 MCM

45209
Open Jaw, Ratcheting  
ACSR Cutter
ACSR: 336 MCM
Copper: 400 MCM 
Aluminum: 600 MCM

ACSRACSR

ACSRACSR 45206
Flip Top, Ratcheting 
Cable Cutter
Copper: 600 MCM 
Aluminum: 750 MCM

CU/ALCU/AL

RATCHET CUTTERS

CAT. NO. DESCRIPTION

45206 Flip Top Ratcheting Cable Cutter

45207 Flip Top, XL Ratcheting Cable Cutter

45208G Open Jaw, Ratcheting Cable Cutter

45209 Open Jaw, Ratcheting ACSR Cutter

45210G Flip Top, Ratcheting ACSR Cutter

ACCESSORIES

CAT. NO. DESCRIPTION

06253G Blade Kit, 45206

06252G Blade Kit, 45207

14036G Blade Kit, 45208G

14037G Blade Kit, 45209

14038G Blade Kit, 45210G

06254G Grip Kit

*Cutting Copper — Manual Cable Cutter vs 
Ratchet Cutter.  
MicroVolt exertion vs manual cable cutter 
per internal testing Noraxon EMG Software.

Manuals and instructions are available at the 
manufacturer’s website (www.greenlee.com) 
or by contacting customer service.

Open Jaw Access 
Single Hand Usage Hardened Steel 

Cutting Blades  
For Extended  
Tool Life

Quick 
Release 
Lever  
Allows  
Mid-Cut 
Release

Two-Step Ratchet 
Mechanism  
Fewer Strokes Per Cut

Elongated Handles 
Better Leverage

Locking Lever 
Keeps Handles 
Closed For 
Transport

Replaceable Blades 
*Model 45209

45209


