M210/M211 bel Printer Materials

Self-laminating vinyl wire and cable labels (B-427)

Labels feature a clear, non-printable area
that wraps around the print-on area to
protect text. Vinyl material offers superior
resistance to solvents, oil, grease, dirt
and water.
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Temp. range: -40° C to 70° C. UL recognised. &

Label Width Label Length  Label Height Printable Area  Printable Area Labels Max. Wire
Diagram Order Reference  Colour A (mm) B (m) B (mm) Width PW (mm) Height PH (mm) per Roll Diameter (mm)
o] M21-11-427 Black on White 12.70 = 19.05 12.70 /613 150 5.05
o] M21-18-427 Black on White 25.40 - 19.05 25.40 9.53 121 5.05
é M21-750-427 Black on White, Transparent ~ 19.05 4.30 = 9.53 = 1 3.00
é M21-1000-427  Black on White, Transparent ~ 25.40 4.30 - 9.53 - 1 5.10
é M21-1250-427 Black on White, Transparent ~ 31.75 4.30 - 12.70 - 1 5.70
7'y M21-1500-427  Black on White, Transparent ~ 38.10 4.30 - 12.70 - 1 8.10
Nylon cloth wire and cable labels (B-499)
The labels wrap around wires and are A A o) B
highly pliable, conforming to tightly curved T . i T
surfaces. When in wire marker mode, text B D i
auto-repeats on the label. Labels can also W l L)

be used for flagging with the flag mode.
Pre-sized labels will allow for Consistent
sizing from one label to the next.

Diagram Order Reference Colour Label Width A (mm) Label Length B (m) Labels per Roll

® M21-375-499 Black on White 9.53 4.88 - 1

® M21-500-499 Black on White 12.70 488 - 1

® M21-750-499 Black on White 19.05 4.88 = 1

A M21-11-499 Black on White 19.05 - 12.70 140

A M21-131-499 Black on White 25.40 = 12.70 121

A M21-18-499 Black on White 25.40 - 19.05 121

A M21-136-499 Black on White 38.10 - 19.05 91

A M21-137-499 Black on White 50.80 - 19.05 73

BradyGrip Print-on Hook Material (B-414)

BradyGrip Print-on Hook Material is a one-of-a-kind

B

solution that allows identification to be easily printed
and placed on bundles. A grippy backing makes it easy
to reposition or remove, so no need for costly rework.
Just print on and place — it's that simple.
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Recommended Velcro® One-Wrap® size

Diagram Order Reference Colour Label Width A (mm)  Label Length B (m) range to use with BradyGrip™ (mm) Labels per Roll
® M21-250-414 Black on White 6.35 3.048 m 10-13 1
® M21-500-414 Black on White 12.70 3.048 m 13-16 1
® M21-750-414 Black on White 19.05 3.048 m 20 - 50 1




M210/M211 Label Printer Materials

PermaSleeve PS Heat-shrink Wire Markers (B-342) P

Military/industrial grade sleeves offer the ultimate in marker durability, permanence 1
and aesthetic appearance. 3:1 heat-shrinkable markers fit snugly around wires,
are fade-resistant and flame-retardant. Temp range: -55° C to 135° C. RoHS
compliant and UL recognised.

Meets specifications: Tested per: ?*; - ‘

SSAE-AS-23053/5 ASTM E162 A

SAE-AS-81531 ASTM E662 L

MIL-STD-202
Diagram Order Reference Colour Label Height A (mm) Label Length B (m) Labels per Roll Min. Wire Diameter (mm) Max. Wire Diameter (mm)

® M21-125-C-342 Black on White 5.97 2.13 1 117 2.79
® M21-187-C-342 Black on White 8.51 213 1 1.57 3.81
® M21-250-C-342 Black on White 11.15 213 1 2.39 5.46
® M21-375-C-342 Black on White 16.38 213 1 3.18 8.13
® M21-125-C-342-YL  Black on Yellow 5.97 213 1 117 2.79
® M21-187-C-342-YL  Black on Yellow 8.51 2.13 1 157 3.81
® M21-250-C-342-YL  Black on Yellow 11.15 213 1 2.39 5.46
® M21-375-C-342-YL  Black on Yellow 16.38 213 1 3.18 8.13

Patch panel adhesive strips (B-499 and B-595)

Continuous material for port identification features user-specified spacing when
using patch panel mode.

e B-499 permanent nylon cloth - Durable industrial strength @B |
material designed to conform to curved or flat surfaces. T

e B-595 permanent vinyl - Very pliable, suitable for rough i
surfaces and outdoor use. Offers excellent resistance to

oils, detergents, dirt, grime and many solvents.

Diagram Order Reference Colour Label Width A (mm) Label Length B (m)
® M21-375-499 Black on White 9.53 4.88 1
® M21-500-499 Black on White 12.70 4.88 1
® M21-375-595-WT Black on White 9.53 6.40 1
® M21-500-595-WT Black on White 12.70 6.40 1

Terminal block adhesive strips (B-499)

Continuous, narrow nylon cloth strips for alignment on terminal @8
blocks. The printer’s terminal block mode allows for user- T
specified spacing. i

LN

Diagram Order Reference Colour Label Width A (mm) Label Length B (m) Labels per Roll
® M21-375-499-TB Black on White 9.53 4.88 1
® M21-500-499-TB Black on White 12.70 4.88 1
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M210/M211 bel Printer Materials

Polyester labels for inside panel markings and
n general identification (B-423, B-430 and B-488)

iyAq e B-423: white glossy polyester with permanent adhesive.
i e B-430: clear glossy polyester with
permanent adhesive. O—F°8

. e B-488: solvent-resistant, white matte 1 1 1
R polyester with permanent adhesive. ) ? T
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Diagram Order Reference Colour Label Width A (mm) Label Length B (m) Label Height B (mm)

® M21-250-423 Black on White 6.35 6.40 = 1
® M21-375-423 Black on White 9.53 6.40 - 1
® M21-500-423 Black on White 12.70 6.40 = 1
® M21-750-423 Black on White 19.05 6.40 - 1
A M21-7-423 Black on White 19.05 = 12.70 140
A M21-17-423 Black on White 25.40 - 12.70 121
A M21-18-423 Black on White 25.40 = 19.05 121
A M21-30-423 Black on White 38.10 - 19.05 91
A M21-137-423 Black on White 50.80 = 19.05 73
® M21-250-430 Black on Transparent 6.35 6.40 = 1
® M21-375-430 Black on Transparent 9.53 6.40 - 1
® M21-500-430 Black on Transparent 12.70 6.40 = 1
® M21-750-430 Black on Transparent 19.05 6.40 - 1
O] M21-250-430-WT-CL  White on Transparent 6.35 6.40 = 1
® M21-375-430-WT-CL White on Transparent 9.53 6.40 - 1
(O] M21-500-430-WT-CL  White on Transparent 12.70 6.40 = 1
® M21-750-430-WT-CL  White on Transparent 19.05 6.40 - 1
® M21-375-488 Black on White 9.53 6.40 - 1
® M21-500-488 Black on White 12.70 6.40 = 1
® M21-750-488 Black on White 19.05 6.40 - 1

Repositionable vinyl (B-581)

Best choice for indoor marking where frequent repositioning is required,
such as shelves. Special adhesive allows easy removal of label to re-apply
again and again.

Diagram Order Reference Colour Label Width A (mm) Roll length (m)
® M21-500-581-WT Black on White 12.70 6.40 1
® M21-750-581-WT Black on White 19.05 6.40 1
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