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Wire Diameter

Catalog Conductor Range Die
Number Size Range in S ize

KO-R21
A 4 Str .-4 ACSR .232-.257

5/8"-NoseB 12 Sol.-10 Str. .080-.1 17

KO-R22
A 6 Sol.-4 Sol. .162-.204

5/8"-NoseB 12 Sol.-10 Str. .080-.1 17

A 4 ACSR-2/0 Str .257-.418
KO-R24* B 10 Str ., 10 Sol., 6 Sol. .101-.162 0

C 14 Sol., 10 Sol. .064-.101

STREET LIGHTING KO-R21 & 22
Double Tab Design–For making connections to street lights.
Packed two per box.

MULTI-TAP CONNECTION KO-R24
Single Tab Design–For making one to four taps with one Press-
On, and for making service connections.

*Single T ab “Press-On”

For any combination of aluminum, copper† or ACSR

High Conductivity–Aluminum extrusions assure cool running high
ef�ciency contacts.

Easy Crimping–Optimum temper for low handle load.
Deep indent crimp lines for easy crimp location.

Pre-Loaded with oxide inhibitor in individual break-open boxes.
CU to AL–Solid barrier provides conductor separation and
prevents strand cutting. Also minimizes galvanic corrosion.

Weather-Protected–Full length tab provides complete enclosure
for inhibitor, providing excellent weather protection.

†Not Recommended for copper to copper applications.

ALUMINUM DOUBLE TAB H-TAPS
TYPE

KO-R
For clamping cable or wire to flat surface

Made from high copper content alloy. Furnished with silicon bronze
bolt, nut and lockwasher. Standard catalog items for 1/4" bar, for
other applications, specify bar thickness.

Wire Diameter Approximate Dimensions

Catalog Conductor Range A B C B olt
Number Range in in mm in mm in mm Dia.

GWL-1 8 Str.-4 Str. .146-  .232 11/8 28 11/2 38 13/8 34 3/8

GWL-2 8 Str.-4 Str. .146-  .232 13/4 44 13/4 44 17/8 47 1/2

GWL-3 3 Str.-2/0 Str. .260-  .419 111/16 42 2 51 17/8 47 3/8

GWL-4 3 Str.-2/0 Str. .260-  .419 113/16 46 21/8 54 17/8 47 1/2

GWL-5 3/0 Str.-250 MCM .470-  .575 21/4 57 21/4 57 23/8 60 3/8

GWL-6 3/0 Str.-250 MCM .470-  .575 21/4 57 23/8 60 23/8 60 1/2

GWL-7 3/0 Str.-250 MCM .470-  .575 21/4 57 21/2 64 23/8 60 5/8

TYPE GWL

Wire Diameter Approximate Dimensions

Catalog Conductor Range A B C B olt
Number Range in in mm in mm in mm Dia.

GMS-1 8 Sol.-4 Str. .128-  .232 11/4 32 1 25 15/8 41 3/8

GMS-2 4 Sol.-2/0 Str. .204-  .419 15/8 41 11/8 28 13/4 44 3/8

GMS-3 2/0 Sol.-250 MCM .365-  .575 21/8 54 11/2 38 2 51 1/2

GMS-4• 300-500 MCM .634-  .815 23/8 60 15/8 41 21/2 64 1/2

GMS-5• 500-750 MCM .815-  .999 3 76 13/4 44 3 76 5/8

GMS-6• 750-1000 MCM .999-1.153 31/2 89 17/8 47 31/8 79 5/8

•UL listing is limited to a maximum wire size of 250 MCM by UL467.

Wire Diameter Approximate Dimensions

Catalog Conductor Range A B C B olt
Number Range in in mm in mm in mm Dia.

GM-1 8 Sol.-4 Str. .128-  .232 11/4 32 1 25 15/8 41 3/8

GM-2 4 Sol.-2/0 Str. .204-  .419 15/8 41 11/8 28 13/4 44 3/8

GM-3 2/0 Sol.-250 MCM .365-  .575 21/8 54 11/2 38 2 51 1/2

GM-4• 300-500 MCM .634-  .815 23/8 60 15/8 41 21/2 64 1/2

GM-5• 500-750 MCM .815-  .999 3 76 13/4 44 3 76 5/8

GM-6• 750-1000 MCM .999-1.153 31/2 89 17/8 47 31/8 79 5/8

•UL listing is limited to a maximum wire size of 250 MCM by UL467.
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BRONZE GROUND CLAMP CONNECTORS
TYPE

GM, GMS AND GWL

8M24

LISTED 467
SUITABLE FOR 
DIRECT BURIAL
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For clamping three equal size cables to pipe or rod

Accommodates Wire Diameter Approximate Dimensions
Catalog Conductor Range A B C D B olt
Number Rod IPS Range in in mm in mm in mm in mm Dia.†

GR-1 1/2 1/4 8 Sol.-4 Str. .128-  .232 21/2   64 11/2 38 21/4   57 1   25 3/8

GR-2 1/2 1/4 4 Sol.-2/0 Str. .204-  .419 3   76 11/2 38 21/2   64 1   25 3/8

GR-3 1/2 1/4 2/0 Sol.-250 MCM .365-  .575 35/8   92 11/2 38 23/4   70 1   25 3/8

GR-4 5/8 or 3/4 3/8 8 Sol.-4 Str. .128-  .232 23/4   70 11/2 38 21/2   64 11/8   28 3/8

GR-5 5/8 or 3/4 3/8 4 Sol.-2/0 Str. .204-  .419 3   76 11/2 38 23/4   70 11/8   28 3/8

GR-6 5/8 or 3/4 3/8 2/0 Sol.-250 MCM .365-  .575 31/2   89 15/8 41 3   76 11/8   28 3/8

GR-7 5/8 or 3/4 3/8 300-500 MCM* .634-  .815 4 102 15/8 41 31/4   82 11/8   28 1/2

GR-8 7/8 or 1 1/2 or 3/4 8 Sol.-4 Str. .128-  .232 27/8   73 11/2 38 3   76 11/2   38 3/8

GR-9 7/8 or 1 1/2 or 3/4 4 Sol.-2/0 Str. .204-  .419 31/2   89 11/2 38 31/4   82 11/2   38 3/8

GR-10 7/8 or 1 1/2 or 3/4 2/0 Sol.-250 MCM .365-  .575 37/8   98 15/8 41 33/8   85 11/2   38 1/2

GR-1 1 7/8 or 1 1/2 or 3/4 300-500 MCM* .634-  .815 43/8 111 15/8 41 31/2   89 11/2   38 1/2

GR-12 7/8 or 1 1/2 or 3/4 500-750 MCM* .815-  .999 5 127 13/4 44 4 102 15/8   41 1/2

GR-13 – 1 8 Sol.-4 Str. .128-  .232 31/4   82 11/2 38 3   76 13/4   44 3/8

GR-14 – 1 4 Sol.-2/0 Str. .204-  .419 35/8   92 11/2 38 31/4   82 13/4   44 3/8

GR-15 – 1 2/0 Sol.-250 MCM .365-  .575 41/8 105 15/8 41 31/2   89 13/4   44 3/8

GR-16 – 1 300-500 MCM* .634-  .815 41/2 115 15/8 41 33/4   95 13/4   44 1/2

GR-17 – 1 500-750 MCM* .815-  .999 51/8 130 13/4 44 41/4 108 17/8   47 1/2

GR-18 – 1 750-1000 MCM* .999-1.153 51/2 140 13/4 44 41/2 115 17/8   47 1/2

GR-19 – 11/4 8 Sol.-4 Str. .128-  .232 31/2   89 11/2 38 31/2   89 21/16   53 3/8

GR-20 – 11/4 4 Sol.-2/0 Str. .204-  .419 4 102 11/2 38 33/4   95 21/16   53 3/8

GR-21 – 11/4 2/0 Sol.-250 MCM .365-  .575 41/2 115 15/8 41 37/8   98 21/16   53 3/8

GR-22 – 11/4 300-500 MCM* .634-  .815 51/8 130 13/4 44 43/8 111 23/16   56 1/2

GR-23 – 11/4 500-750 MCM* .815-  .999 53/4 146 2 51 51/8 130 25/16   59 5/8

GR-24 – 11/4 750-1000 MCM* .999-1.153 61/4 158 2 51 53/8 136 25/16   59 5/8

GR-25 – 11/2 8 Sol.-4 Str. .128-  .232 33/4   95 11/2 38 33/4 95 23/8   60 3/8

GR-26 – 11/2 4 Sol.-2/0 Str. .204-  .419 41/4 108 11/2 38 4 102 23/8   60 3/8

GR-27 – 11/2 2/0 Sol.-250 MCM .365-  .575 43/4 121 13/4 44 41/4 108 23/8   60 3/8

GR-28 – 11/2 300-500 MCM* .634-  .815 51/2 140 2 51 43/4 121 21/2   64 1/2

GR-29 – 11/2 500-750 MCM* .815-  .999 61/4 158 21/4 57 51/4 133 25/8   67 5/8

GR-30 – 11/2 750-1000 MCM* .999-1.153 61/2 165 21/4 57 51/2 140 25/8   67 5/8

GR-31 – 2 8 Sol.-4 Str. .128-  .232 43/8 111 11/2 38 41/4 108 213/16   71 3/8

GR-32 – 2 4 Sol.-2/0 Str. .204-  .419 47/8 124 11/2 38 41/2 115 213/16   71 3/8

GR-33 – 2 2/0 Sol.-250 MCM .365-  .575 51/4 133 13/4 44 5 127 213/16   71 1/2

GR-34 – 2 300-500 MCM* .634-  .815 53/4 140 2 51 5 127 215/16   75 1/2

GR-35 – 2 500-750 MCM* .815-  .999 65/8 168 21/4 57 53/4 146 31/16   78 1/2

GR-36 – 2 750-1000 MCM* .999-1.153 7 178 21/4 57 6 152 31/16   78 5/8

GR-37 – 21/2 8 Sol.-4 Str. .128-  .232 47/8 124 11/2 38 45/8 118 35/16   84 3/8

GR-38 – 21/2 4 Sol.-2/0 Str. .204-  .419 53/8 136 11/2 38 5 127 35/16   84 3/8

GR-39 – 21/2 2/0 Sol.-250 MCM .365-  .575 57/8 149 13/4 44 51/4 133 35/16   84 1/2

GR-40 – 21/2 300-500 MCM* .634-  .815 61/2 165 2 51 53/4 146 37/16   87 1/2

GR-41 – 21/2 500-750 MCM* .815-  .999 71/4 184 21/4 57 61/4 158 39/16   90 5/8

GR-42 – 21/2 750-1000 MCM* .999-1.153 71/2 191 21/4 57 61/2 185 39/16   90 5/8

GR-43 – 3 8 Sol.-4 Str. .128-  .232 51/2 140 11/2 38 51/4 133 315/16 100 3/8

GR-44 – 3 4 Sol.-2/0 Str. .204-  .419 6 152 11/2 38 55/8 143 315/16 100 3/8

GR-45 – 3 2/0 Sol.-250 MCM .365-  .575 63/8 161 13/4 44 53/4 146 315/16 100 1/2

GR-46 – 3 300-500 MCM* .634-  .815 67/8 174 2 51 61/4 158 41/16 104 1/2

GR-47 – 3 500-750 MCM* .815-  .999 71/2 191 21/4 57 65/8 168 43/16 107 5/8

GR-48 – 3 750-1000 MCM* .999-1.153 81/8 206 21/4 57 67/8 174 43/16 107 5/8

GR-49 – 31/2 8 Sol.-4 Str. .128-  .232 6 152 11/2 38 55/8 143 47/16 113 3/8

GR-50 – 31/2 4 Sol.-2/0 Str. .204-  .419 63/8 161 11/2 38 57/8 149 47/16 113 1/2

GR-51 – 31/2 2/0 Sol.-250 MCM .365-  .575 63/4 171 13/4 44 63/8 161 47/16 113 1/2

GR-60 – 4 8 Sol.-4 Str. .128-  .232 63/8 161 11/2 38 63/8 161 415/16 120 3/8

GR-61 – 4 4 Sol.-2/0 Str. .204-  .419 611/16 169 11/2 38 63/8 161 415/16 126 1/2

GR-62 – 4 2/0 Sol.-250 MCM .365-  .575 71/4 184 13/4 44 63/4 171 415/16 126 1/2

†3/8" U-Bolt threaded as shown above, add su�x “FT” for full thread. 1/2" U-Bolt standard is full thread.          * Not Certi�ed        

Made from high copper content alloy.  Furnished with silicon bronze
bolt, nuts and lockwashers.
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BRONZE GROUND CLAMP CONNECTORS
TYPE

GR

C US
8M24

LISTED 467
SUITABLE FOR DIRECT BURIAL

Certi�ed to maximum wire size of 250 kcmil for UL467 grounding and bonding standard.


