TYPE
GPL

Universal parallel or 90° cable connection to rod or pipe

BRONZE GROUND CLAMP CONNECTORS

CUS

8M24

LISTED 467
SUITABLE FOR

DIRECT BURIAL

Made from high copper contentalloy. Furnished with
silicon bronze bolt, nuts and lockwashers.

Certified to maximum wire size of 250 kcmil for UL467 grounding and bonding standard.

Wire Diameter Approximate Dimensions
Catalog Accommodates Conductor Range B C Bolt
Number Rod IPS Range in in mm in mm in mm | Dia.t
GPL-1 * A a 8 Sol.-4 Str. .128- 232 13/ 34 24 64 17/s 47 3
GPL-2 * h a 4 Sol.-2/0 Str. .204- 419 15/ 41 2/ 64 17/ 47 3
GPL-3* h a 2/0 Sol.-250 MCM .365- .575 17/ 47 2/ 64 17/ 47 3
GPL-4 /s or 3/a 3 8 Sol.-4 Str. .128- .232 13/s 34 23/ 70 2 51 3/
GPL-5 /s or 3/a 3/ 4 Sol.-2/0 Str. .204- 419 15/ 41 23/s 70 2 51 3
GPL-6 /g or 3/a 3 2/0 Sol.-250 MCM .365- .575 17/s 47 23/s 70 2 51 3
GPL-7 - S/sor1 3fsor 3/a 300-500 MCM* .634- 815 2/ 57 34 89 23/ 60 A
GPL-8 7fs or 1 hor3/a 8 Sol.-4 Str. 128- 232 13/ 34 2%/ 67 23/s 60 3
GPL-9 “fsor 1 hor3/a 4 Sol.-2/0 Str. .204- 419 15/s 41 2%/s 67 23 60 3
GPL-10 “fsor 1 'hor 3/a 2/0 Sol.-250 MCM .365- .575 17/s 47 3 76 23/ 60 3/
GPL-12 -« s or 1 hor 3/a 500-750 MCM* .815- .999 2%/ 67 33/s 95 23/s 70 h
GPL-13 » ’fs or 1 or 3a 750-1000 MCM* .999-1.153 3 76 4 102 34 89 h
GPL-14 - 1 8 Sol.-4 Str. .128- .232 13/8 34 23/ 70 2%/ 67 3/
GPL-15 - 1 4 Sol.-2/0 Str. .204- 419 1%/ 41 23/s 70 25/ 67 3
GPL-16 - 1 2/0 Sol.-250 MCM .365- .575 17/s 47 3'a 82 2%/ 67 38
GPL-17 « - 1 300-500 MCM* .634- .815 23/ 60 4/ 115 3 76 A
GPL-18 - - 1 500-750 MCM* .815- .999 25/ 67 4/ 15 3 76 )
GPL-19 - - 1 750-1000 MCM* .999-1.153 3 76 43/y 121 34 89 A
GPL-20 - 1/a 8 Sol.-4 Str. .128- .232 13/8 34 34 89 3 76 3/
GPL-21 - 1/a 4 So0l.-2/0 Str. .204- 419 1%/ 41 3/ 89 3 76 3
GPL-22 - 14 2/0 Sol.-250 MCM .365- .575 17/s 47 34 89 3 76 3
GPL-23 - - 1/a 300-500 MCM* .634- 815 23/ 60 A 108 33 85 A
GPL-24 - - 1/a 500-750 MCM* .815- .999 23/a 70 5 127 33/a 95 )
GPL-25 - - 1/a 750-1000 MCM* .999-1.153 3 76 54 140 41/ 108 A
GPL-26 - 1 8 Sol.-4 Str. 128- 232 13/ 34 4 102 | 3 82 3y
GPL-27 - 1% 450l.-2/0 Str. 204- 419 15/6 41 4 102 | 3% 82 3/s
GPL-28 - 1/ 2/0 Sol.-250 MCM .365- .575 17/s 47 4 102 3'a 82 3
GPL-29 . - 1/ 300-500 MCMm* .634- 815 23/ 60 45/ 118 3%k 92 )
GPL-30 - - 1/ 500-750 MCM* .815- .999 23/a 70 54 133 4 102 )
GPL-31 - - 14 750-1000 MCM* .999-1.153 3 76 53/a 146 4/ s A
GPL-32 - 2 8 Sol.-4 Str. .128- 232 13/ 34 4/ 108 33/a 95 3
GPL-33 - 2 4 Sol.-2/0 Str. 204- 419 1%/s 41 41/s 108 33/a 95 3
GPL-34 - 2 2/0 Sol.-250 MCM .365- .575 17/s 47 41/s 108 33 95 3
GPL-35- - 2 300-500 MCM* .634- 815 23 60 54 133 4 102 2!
GPL-36 - - 2 500-750 MCM* .815- .999 23/a 70 54 140 4/ ) A
GPL-37 - - 2 750-1000 MCMm* .999-1.153 3 76 6 152 5 127 '/

«UL listing is limited to a maximum wire size of 250 MCM.
*Not UL listed for '/:" Pipe.
13/s" U-Bolt threaded as shown above, add suffix “FT” for full thread.

* Not Certified

12" U-Bolt standard is full thread.

Chart continued next page
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CUS

BRONZE GROUND CLAMP CONNECTORS sizs

LISTED 467
SUITABLE FOR DIRECT BURIAL

TYPE
G Made from high copper content alloy. Furnished with silicon bronze
U bolt, nuts and lockwashers.

For clamping two cables or a Iooped cable or wire to pipe Certified to maximum wire size of 250 kcmil for UL467 grounding and bonding standard.

2222
A

[T _{rh

[P

Wire Diameter Approximate Dimensions
Catalog Conductor Range A B C D Bolt
Number IPS Range in in mm in mm in mm in mm | Dia.t
GU-0 3/ 8 Sol.-4 Str. .128- .232 2'/ 64 s 22 2°/s 67 1% 38 3
GU-00 3/ 4 Sol.-2/0 Str. .204- 419 2'/ 64 s 22 25/s 67 1% 38 3
GU-1 1 8 Sol.-4 Str. .128- .232 23/a 70 1/ 28 3 76 13/a 44 38
GU-2 1 4 Sol.-2/0 Str. .204- 419 23/a 70 1/ 28 3'a 82 13/a 44 3
GU-3 1 2/0 Sol.-250 MCM .365- .575 23/a 70 1/a 32 34 89 13/a 44 3/
GU-4 1"/a 8 Sol.-4 Str. .128- .232 3 76 1/ 28 3'a 82 2'/6 53 3
GU-5 1/a 4 Sol.-2/0 Str. .204- 419 3 76 1/a 32 3% 89 2'/6 53 3
GU-6 1/a 2/0 Sol.-250 MCM .365- .575 3 76 13/ 34 33/a 95 2'/e 53 3
GU-7 1/ 8 Sol.-4 Str. .128- 232 33/s 85 1/a 32 3% 89 23/s 60 3/
GU-8 1A 4 Sol.-2/0 Str. .204- 419 33 85 13/ 34 35/ 92 23/s 60 3
GU-9 1 2/0 Sol.-250 MCM .365- .575 33/s 85 1/ 38 33/a 95 238 60 3
GU-10 2 8 Sol.-4 Str. .128- .232 33/s 95 1%/s 34 37 98 236 71 3
GU-11 2 4 Sol.-2/0 Str. .204- 419 33/a 95 13/s 34 4/ 105 236 71 3
GU-12 2 2/0 Sol.-250 MCM .365- .575 33/a 95 13/s 34 4/s 108 236 71 3/
GU-13 2 300-500 MCM* .634- 815 4 102 1% 38 45/ 18 2% /6 75 h
GU-14 2/ 8 Sol.-4 Str. .128- .232 4'/s 108 13/s 34 5 127 3%/6 84 3
GU-15 2/ 4 Sol.-2/0 Str. .204- 419 4'/s 108 13/ 34 5's 130 35/6 84 3
GU-16 2/ 2/0 Sol.-250 MCM .365- .575 4'/s 108 13/s 34 5'a 133 3%/6 84 3
GU-17 24 300-500 MCM* .634- 815 4'h 15 17/ 38 54 140 376 87 2
GU-18 2/ 500-750 MCM* .815- .999 4') 15 1/ 38 53/a 146 376 87 h
GU-19 3 8 Sol.-4 Str. .128- .232 5 127 1%/ 34 54 133 3%/ 100 3/s
GU-20 3 4 Sol.-2/0 Str. .204- 419 5 127 13/ 34 5'% 140 3%/6 100 3
GU-21 3 2/0 Sol.-250 MCM .365- .575 5 127 13/s 34 53/a 146 3%/6 100 3
GU-22 3 300-500 MCM* .634- 815 5'a 133 1% 38 6 152 4')6 104 h
GU-23 3 500-750 MCM* .815- .999 5'% 140 13/a 44 63/s 161 43/16 107 /s
GU-25 3% 8 Sol.-4 Str. .128- .232 5% 140 1% 38 6 152 47 he 13 38
GU-26 3% 4 Sol.-2/0 Str. .204- 419 5% 140 1/ 38 6'/s 155 47 )6 13 3
GU-27 34 2/0 Sol.-250 MCM .365- .575 54 140 17/ 38 6'/s 158 47 he 113 3/
GU-28 3% 300-500 MCM* .634- 815 53/a 146 13/a 44 63/s 161 4%/ 1mne h
GU-29 3% 500-750 MCM* .815- .999 6 152 17/s 47 6°/s 168 4" /e mno /s
GU-30 3% 750-1000 MCM* .999-1.153 6 152 2'/8 54 7 178 4" )6 19 5
GU-31 4 8 Sol.-4 Str. .128- .232 6 152 1% 38 6'/ 165 4% /e 126 3
GU-32 4 4 Sol.-2/0 Str. .204- 419 6 152 17/ 38 63/s 171 4% /16 126 3/s
GU-33 4 2/0 Sol.-250 MCM .365- .575 6 152 1%/ 41 7 178 4% )6 126 3
GU-34 4 300-500 MCM* .634- 815 6'/s 158 1%/s 41 7'/ 184 56 129 2
GU-35 4 500-750 MCM* .815- .999 6'/ 165 17/ 47 7'/ 191 53/ 132 5l
GU-36 4 750-1000 MCM* .999-1.153 6'/ 165 2'/s 54 73/a 197 53/ 132 /s
GU-37 4 1250-1500 MCM* 1.290-1.412 6'/ 165 238 60 8'/s 206 53/ 132 5/

13/4" U-Bolt threaded as shown above, add suffix “FT” for full thread. 1/2" U-Bolt standard is full thread. ~ * Not Certified

1050 Lakeshore Road East, Mississauga, ON, Canada, L5E 1E4
35 Tel: 905.274.2341 Fax: 905.274.8763 TF: 1.800.665.2607 wWww.ilsc0.ca  Canada Ltdl4



