
Vaportite dual select LED

Technical Data
Product Name Dimensions Input Voltage Frequency Power Consumption Installation Method

120-347

120-347

120-347

120-347

120-347

120-347

50/60Hz

50/60Hz

50/60Hz

50/60Hz

50/60Hz

50/60Hz

655x98x84mm

655x98x84mm

1205x98x84mm

1205x98x84mm

2387x98x84mm

2387x98x84mm

SURFACE MOUNT INSTALLATION
SUSPENDED INSTALLATION

VTS225L840-UN3-DIM

VTS22028L8CST-UN3-DIM

VTS450L840-UN3-DIM

VTS42856L8CST-UN3-DIM

VTS8100L840-UN3-DIM

VTS880130L8CST-UN3-DIM

22W

14W/17W/21W

44W

22W/32W46W

80W

57W/78W/94W



Vaportite dual select LED
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