NEXTSPEED | Ascent Category 6A Patch Cords

Common Specifications

* Third party ETL verified Category 6A component
¢ Plug optimized for high density switch ports

« 10-gigabit application assurance

* Qualified to 150% of 802.3bt PoE current level

* 100% performance tested

24-Piece Bulk Pack

Low Diameter Cords

* Over 50% cross sectional area reduction
improved air flow

¢ 63% improved bend radius

NEXTSPEED® Ascent High Flex Standard Category 6A Patch Cords

Nominal O.D. 0.290"; single pack; 24-piece bulk pack available up to 15’ (add X24 to Catalog Number)

Length Black Blue Gray Green Orange
1 HC6ABKO1 HC6ABO01 HC6AGYO01 HC6AGNO1 HC6AOR01
3 HC6ABKO03 HC6AB03 HC6AGY03 HC6AGNO03 HC6AOR03
5 HC6ABKO05 HC6AB05 HC6AGY05 HC6AGNO05 HC6AORO05
7' HC6ABKO07 HC6ABO07 HC6AGY07 HC6AGNO07 HC6AOR07
10’ HC6ABK10 HC6AB10 HC6AGY10 HC6AGN10 HC6AOR10
15 HC6ABK15 HC6AB15 HC6AGY15 HC6AGN15 HC6AOR15
20’ HC6ABK20 HC6AB20 HC6AGY20 HC6AGN20 HC6AOR20
25’ HC6ABK25 HC6AB25 HC6AGY25 HC6AGN25 HC6AOR25
Length Pink Purple Red White Yellow
1 HC6APKO1 HC6AP01 HC6ARO01 HC6AWO01 HC6AY01
3 HC6APKO03 HC6AP03 HC6ARO03 HC6AWO03 HC6AY03
5' HC6APKO05 HC6APO05 HC6AR05 HC6AWO05 HC6AY05
7' HC6APKO07 HC6AP07 HC6ARO07 HC6AWO07 HC6AY07
10’ HC6APK10 HC6AP10 HC6AR10 HC6AW10 HC6AY10
(a 15' HC6APK15 HC6AP15 HC6AR15 HC6AW15 HC6AY15
= 20 HC6APK20 HC6AP20 HC6AR20 HC6AW20 HC6AY20
.9 25’ HC6APK25 HC6AP25 HC6AR25 HC6AW25 HC6AY25
O
3 NEXTSPEED® Ascent Low Diameter Category 6A Patch Cords
1 Nominal O.D. 0.186"; single pack; 24-piece bulk pack available up to 15’ (add X24 to Catalog Number)
7)) Length Black Blue Gray Green Orange
O Bk HCL6ABKO01 HCL6AB01 HCL6AGY01 HCL6AGNO1 HCL6AORO01
— NET HCL6ABKO03 HCL6AB03 HCL6AGY03 HCL6AGNO3 HCL6AORO03
'g 5' HCL6ABKO05 HCL6ABO05 HCL6AGY05 HCL6AGNO05 HCL6AORO05
) 7' HCL6ABKO07 HCL6ABO07 HCL6AGY07 HCL6AGNO7 HCL6AORO07
7N 10 HCL6ABK10 HCL6AB10 HCL6AGY10 HCL6AGN10 HCL6AOR10
g 15 HCL6ABK15 HCL6AB15 HCL6AGY15 HCL6AGN15 HCL6AOR15
o 20’ HCL6ABK20 HCL6AB20 HCL6AGY20 HCL6AGN20 HCL6AOR20
0 25’ HCL6ABK25 HCL6AB25 HCL6AGY25 HCL6AGN25 HCL6AOR25
O Length Pink Purple Red White Yellow
T HCL6APKO01 HCL6APO01 HCL6ARO01 HCL6AWO01 HCL6AY01
8 3 HCL6APKO03 HCL6AP03 HCL6ARO03 HCL6AWO03 HCL6AY03
» B HCL6APKO05 HCL6AP05 HCL6ARO05 HCL6AWO05 HCL6AY05
O B4 HCL6APKO07 HCL6AP07 HCL6ARO07 HCL6AWO07 HCL6AY07
Q 10’ HCL6APK10 HCL6AP10 HCL6AR10 HCL6AW10 HCL6AY10
Q 15' HCL6APK15 HCL6AP15 HCL6AR15 HCL6AW15 HCL6AY15
8 20’ HCL6APK20 HCL6AP20 HCL6AR20 HCL6AW20 HCL6AY20
25’ HCL6APK25 HCL6AP25 HCL6AR25 HCL6AW25 HCL6AY25

Note: See color chart on page DO2. Additional made-to-order lengths and configurations are available through Hubbell's Patch Cord Configuration
program. Contact Customer Service at (800) 626-0005 to learn more.
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