Relay Racks and Server Frames | RACKS

Specifications cus

¢ Rack material: 0.125" aluminum
* Black powder coated

* Weight capacity: 1,000lb. bolted to floor,
500Ib unsecured

e Supports 19" EIA wide rack-mount equiment
e 12-24 threaded holes
¢ Rack unit numbered

Standards

Deep Relay Racks . UL 1863
« EIA/ECA-310-E Universal Mounting Pattern

6" Deep Relay Rack

Black, numbered rack units, universal hole mount pattern for vertical cable managers

Rack External Height Mounting Width External Width Rail Depth
Units Inches (mm) Inches (mm) Inches (mm) Inches (mm) Catalog No.
45 84" (2134) 19" (483) 20" (514) 6" (152) HPW84RR19D

Specifications

¢ Rack material: 12 gauge steel
¢ Black powder coated

¢ Rack unit identified

¢ Weight capacity: 2,000lb.

Standards
* EIA/ECA-310-E Universal Mounting Pattern

4-Post Relay Racks

4-Post, 19" Relay Rack

Black, rack units identified, integrated ladder tray mounting holes

External
Rack Height Mounting Width  External Width Depth
Units Inches (mm) Inches (mm) Inches (mm) Inches (mm) M6 Cage Nut 12-24 Threaded
45 84" (2134) 19" (483) 20" (514) 24" (610) SF841924 SF841924T
29" (742) SF841929 SF841929T
36" (914) SF841936 SF841936T
42" (1067) SF841942 SF841942T
48" (1219) SF841948 SF841948T

Hardware Accessories

Description Qty Catalog No.

M6 cage nuts 50-pack CKM6

12-24 threaded screws 20-pack 1224RRSCRW20
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