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CABLE/CONDUIT
Strut

SCH1 SINGLE PIECE STRUT CLAMP FOR CONDUIT

• One-piece conduit clamp
•  No screws or bolts to drop
•  Requires only a screwdriver or 

nutdriver for installation
•  Fits into open side of strut channel

Material: Steel
Finish: Electrogalvanized   

Part # Description F

F1F2

F

SCH8 0.34”–0.71” OD, 1/2” EMT 200 lb 100 pc
SCH12 0.57”–0.92” OD, 3/4” EMT, 1/2” Rigid/Pipe 200 lb 100 pc
SCH16 0.72”–1.16” OD, 1” EMT, 3/4” Rigid/Pipe 200 lb 100 pc
SCH20 1”–1.51” OD, 1 1/4” EMT, 1” Rigid/Pipe 200 lb 100 pc

SCH2 SINGLE PIECE STRUT CLAMP FOR CABLE/CONDUIT

• One-piece cable/conduit clamp 
with protective boot

•  No screws or bolts to drop
•  Requires only a screwdriver or 

nutdriver for installation
•  Fits into open side of strut channel
•  FM® Specification Tested (from 

1/2” to 4” of EMT Conduit Size)

Material: Steel
Finish: Electrogalvanized   

Part # Description

F

F1F2

F F

F1F2

F
SCH6B 0.1”–0.63” OD 200 lb 75 lb 100 pc
SCH8B 0.34”–0.71” OD, 1/2” EMT 200 lb 75 lb 100 pc
SCH12B 0.57”–0.92” OD, 3/4” EMT 200 lb 75 lb 100 pc
SCH16B 0.72”–1.16” OD, 1” EMT 200 lb 75 lb 100 pc
SCH20B 1”–1.51” OD, 1 1/4” EMT 200 lb 75 lb 100 pc
SCH24B 1.25”–1.74” OD, 1 1/2” EMT 350 lb 75 lb 50 pc
SCH32B 1.74”–2.2” OD, 2” EMT 350 lb 75 lb 50 pc
SCH40B 2”–2.38” OD 350 lb 75 lb 25 pc
SCH48B 2.38”–2.88” OD, 2 1/2” EMT 350 lb 75 lb 25 pc
SCH56B 2.72”–3.5” OD, 3” EMT 350 lb 75 lb 25 pc
SCH64B 3.25”–4” OD, 3 1/2” EMT 350 lb 75 lb 10 pc
SCH72B 3.85”–4.5” OD, 4” EMT 350 lb 75 lb 10 pc

https://www.nvent.com/en-us/caddy/products/sch1-single-piece-strut-clamp-conduit-0
https://www.nvent.com/en-us/caddy/products/sch2-single-piece-strut-clamp-cableconduit-0
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CABLE/CONDUIT
Strut

SK SINGLE PIECE STRUT CLAMP FOR CONDUIT

• One piece break apart strut clamp 
for EMT and Rigid conduit

•  Includes thread impression and 
captured screw

  

Part # Description F

F1F2

F Cert

Material: Aluminum
SK8ALA 1/2” EMT, 1/2” Rigid/Pipe 150 lb 100 pc
SK12ALA 3/4” EMT, 3/4” Rigid/Pipe 150 lb 100 pc
SK16ALA 1” EMT, 1” Rigid/Pipe 150 lb 100 pc
SK20ALA 1 1/4” EMT, 1 1/4” Rigid/Pipe 150 lb 50 pc
SK24ALA 1 1/2” EMT, 1 1/2” Rigid/Pipe 150 lb 50 pc
SK32ALA 2” EMT, 2” Rigid/Pipe 150 lb 50 pc
Material: Steel — Finish: Electrogalvanized
SK85I EG, 1/2” EMT, 1/2” Rigid/Pipe 200 lb 100 pc cULus
SK125I EG, 3/4” EMT, 3/4” Rigid/Pipe 200 lb 100 pc cULus
SK165I EG, 1” EMT, 1” Rigid/Pipe 200 lb 100 pc cULus
SK205I EG, 1 1/4” EMT, 1 1/4” Rigid/Pipe 200 lb 50 pc cULus
SK245I EG, 1 1/2” EMT, 1 1/2” Rigid/Pipe 200 lb 50 pc cULus
SK325I EG, 2” EMT, 2” Rigid/Pipe 200 lb 50 pc cULus
SK405I EG, 2 1/2” EMT, 2 1/2” Rigid/Pipe 350 lb 50 pc cULus
SK485I EG, 3” EMT, 3” Rigid/Pipe 350 lb 50 pc cULus
SK565I EG, 3 1/2” EMT, 3 1/2” Rigid/Pipe 350 lb 50 pc cULus
SK645I EG, 4” EMT, 4” Rigid/Pipe 350 lb 50 pc cULus

https://www.nvent.com/en-us/caddy/products/sk-single-piece-strut-clamp-conduit-0
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CABLE/CONDUIT
Clamps and Clips

PUSH IN CONDUIT CLAMP

• Push-in installation of conduit
•  Eliminates need for offset bending 

conduit
•  May be used for either vertical or 

horizontal installations

Material: Spring Steel
Finish: nVent CADDY Armour   

Part # Description

F

F1F2

F F

F1F2

F
8P4I 1/2” EMT, 0.709” Min, 0.866” Max,  

1/2" Nom OD, 1/4” Hole, Threaded
25 lb 15 lb 100 pc

8P 1/2” EMT, 0.709”–0.866” OD, 9/32” Hole, Plain 25 lb 15 lb 100 pc
12P 3/4” EMT, 0.866”–1.181” OD, 9/32” Hole, Plain 25 lb 15 lb 100 pc
12P4I 3/4” EMT, 0.866” Min, 1.181” Max,  

0.752” Nom OD, 1/4” Hole, Threaded
25 lb 15 lb 100 pc

16P 1” EMT, 1.181”–1.378” OD, 9/32” Hole, Plain 25 lb 15 lb 100 pc
16P4I 1” EMT, 1.181” Min, 1.378” Max, 1” Nom OD, 

1/4” Hole, Threaded
25 lb 15 lb 100 pc

PUSH IN CONDUIT TO CONDUIT CLAMP

• Ideal as spacer between same or 
different size conduit

•  No tools required for installation
•  Top conduit to be used for support 

only, not a raceway

Material: Spring Steel
Finish: nVent CADDY Armour   

Part # Description F

F1F2

F

8P8P 1/2” EMT1, 1/2” EMT2, 0.709”–0.866” OD1, 
0.709”–0.866” OD2

25 lb 100 pc

8P12P 1/2” EMT1, 3/4” EMT2, 1/2” Rigid2, 0.709”–0.866” 
OD1, 0.866”–1.18” OD2

25 lb 100 pc

8P16P 1/2” EMT1, 1” EMT2, 3/4” Rigid2, 0.709”–0.866” OD1, 
1.18”–1.378” OD2

25 lb 50 pc

12P12P 3/4” EMT1, 3/4” EMT2, 1/2” Rigid1, 1/2” Rigid2, 
0.866”–1.18” OD1, 0.866”–1.18” OD2

25 lb 100 pc

12P16P 3/4” EMT1, 1” EMT2, 1/2” Rigid1, 3/4” Rigid2,  
0.866”–1.18” OD1, 1.18”–1.378” OD2

25 lb 100 pc

16P16P 1” EMT1, 1” EMT2, 3/4” Rigid1, 3/4” Rigid2, 
1.18”–1.378” OD1, 1.18”–1.378” OD2

25 lb 100 pc

https://www.nvent.com/en-us/caddy/products/push-conduit-clamp-0
https://www.nvent.com/en-us/caddy/products/push-conduit-conduit-clamp-0
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