
INDOOR LUMINAIRES10

LPDL™ REGRESSED
LED Regressed Look Downlight 

warranty

yrs5 dimmable IC
rated2 700/3 000/3 500/4 000/5 000 K

CCT  TCC
5

airtight wet
location

LPDLTM Regressed downlight offers high lumen with a glare-free solution 
while remaining high energy efficient. Available with an integrated  
2 700/3 000/3 500/4 000/5 000 K selectable color temperature with 
90+ CRI for true color accuracy. This luminaire is wet location listed, 
making it ideal for use in a breadth of indoor and outdoor applications.

Order  
code

Model  
number

Watts  
 

(W)

Volts  
 

(V AC)

Color  
temp.  

(K)

Lumen  
 output 

(lm)

Efficacy  
 

(lm/W)

CRI Life  
L70  
(hrs)

Beam  
angle  

(°)

Cable 
rating

Finish Shape Power  
factor

THD 
 

(%)

Case  
qty  

(master)

4"
70026 LPDL4R/RG-9A-5CWH 9 120 2 700/3 000/3 500/4 000/5 000 750 83.3 90+ 50 000 110 Round White FT4 >0.9 <20 24

6"
70027 LPDL6R/RG-12A-5CWH 12 120 2 700/3 000/3 500/4 000/5 000 1 200 100 90+ 50 000 110 Round White FT4 >0.9 <20 24

Order  
code

Model  
number

Type Inner  
diameter 

(in)

Opening
diameter

(in)

Case
qty

(master)

66821¹ ACC/MPLATE/4.25IN/HANG.BARS/STD Mounting plate with hanger bars 4 1/4 - 24
66058 ACC/MPLATE/4.25/ADJ/STD Adjustable mounting plate 4 1/4 - 24

66051 ACC/MPLATE/4.25/SQR/STD Square mounting plate 4 1/4 - 96

66143 ACC/4/VAPOR BARRIER/STD Vapor barrier extender 4 1/4 - 50

68986 GOOF RING-4.25IN Goof rings 4 1/4 6 1/2 120

66822¹ ACC/MPLATE/6.25IN/HANG.BARS/STD Mounting plate with hanger bars 6 1/4 - 25

64921 RF/ACC/6/MOUNT.PLATE/ADJ/STD Adjustable mounting plate 6 1/4 - 24

64263 ACC/MPLATE/6.25IN/SQR/STD Square mounting plate 6 1/4 - 96

66144 ACC/6/VAPOR BARRIER/STD Vapor barrier extender 6 1/4 - 50

68987 GOOF RING-6.25IN Goof rings 6 1/4 7 7/8 120

64264² LPDL/ACC/6FT/EXTCABLE/STD 6' extension cord - - 96

1 Includes brackets and screws. 
² Up to 6 FT4 extension cords can be connected together.
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Compatible Accessories (order separately)

Dimensions


