Technical Datasheet

Features

- DIN rail included

- UL Listed and cUL Listed enclosure

- Rain and dust protection - NEMA 4X rated and IP67

- Anti-tampering compatible (seal or lock not included)

Specifications

Model Power meter UL enclosure
IP rating P67

IK rating 1KO8

Temperature range -40~+10°C

Box material

Hinge material
Flammability Rating
Dimensions
Weight

Certifications

Polycarbonate

Stainless steel

94-V-0, 5VA, HB

135mm x 185mm x 85mm (5.32” x 7.28” x 3.35")
0.6 Kg /1.25 Ibs

UL508A,ISO 9001,1ISO 14001,TUV IP67
IKO8,RoHS,EX degree:EXE Il T5, CE.
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