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THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
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THIS COPY [IS PROVIDED ON

A

RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

NOTES:

1. SEE CATALOG FOR COMPLETE LIST OF

PARTS APPLICABLE FOR USE WITH THIS PART.

DIMENSIONS IN PARENTHESIS ARE METRIC.

3. ENCLOSURE CAN BE MOUNTED ON A 19" OR 23"

STANDARD EI1A RACK.

4, COMPLETE ENCLOSURE IS MADE FROM 16 GAUGE
GALVANNEALED STEEL.

5. ENCLOSURE IS PAINTED BLACK.

6. ENCLOSURE 1S SUPPLIED WITH (1) HARDWARE
KIT AND PORT 1.D. LABEL.

7. PART CAN HOLD UP TO 6 FAPS.
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