
PANDUIT P/N

NOTES:
1. SEE CATALOG FOR COMPLETE LIST OF
   PARTS APPLICABLE FOR USE WITH THIS
   PART.
2. DIMENSIONS IN PARENTHESES ARE IN
   METRIC.
3. PART INCLUDES:
   1- 4.68" FAN
   2- FAN GUARD
   1- 6FT LENGTH SCHUKO WIRE
      HARNESS ASSEMBLY
   4- MOUNTING SCREW
   5- LOCK WASHER
   4- HEX NUT
   1- #8-32 SCREW
4. FAN RATING:
   VOLT- 115V AC
   CFM-  61CFM
   CE MARKED FOR EU LVD
   

PZAEFAN 2.05 LB/EACH PC
(929.9 g/EACH PC)
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THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
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ANGLE

+/- 1

METRIC - MILLIMETER
X.     +/- 0.8
X.X    +/- 0.46
X.XX   +/- 0.18

UNLESS OTHERWISE SPECIFIED, DIMENSIONAL TOLERANCES ARE:

INCHES
X.X    +/- 0.03
X.XX   +/- 0.018
X.XXX  +/- 0.007
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