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4 Screws - Panhead Self-tapping 10-32 x 1/2"
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FAN10FG

n226.50 mm

[8.917 in]

173.08 mm
[6.814 in]

173.13 mm
[6.816 in] 5.80 mm

[0.228 in]

R5.15 mm
[0.203 in]


