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ISOMETRIC

PART NUMBERS

VPB194UBK PAINTED SMOOTH BLACK

HARDWARE: #10-32 HARDWARE INCLUDED
WALL MOUNTING HARDWARE "NOT INCLUDED™
MADE FROM 14 GA. STEEL

Francais
Pour tous les détails sur nos produits, svp veuillez consulter
notre site www.hammondmfg.com
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