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ENHANCED GRIPPING  
Hardened teeth for  

reduced wear

CLASSIC & QUICK-ADJUST KLAW™ PUMP PLIERS
Pump Pliers with V-Jaw and Adjustable Positions

Cat. No. UPC  
0-92644+ Description Overall Length Max. Jaw Capacity Weight

Classic Klaw™ Pump Pliers
D5057 73035-1 Classic Klaw™ Pump Pliers, 7"  7" (18 cm) 1.38" (3.5 cm) 0.39 lb (0.2 kg)
D50510 73031-3 Classic Klaw™ Pump Pliers, 10"  10" (25 cm) 2.13" (5.4 cm) 0.81 lb (0.4 kg)
D50512 73033-7 Classic Klaw™ Pump Pliers, 12" 12" (30.5 cm) 2.75" (7 cm) 1.4 lb (0.6 kg)
D5052KIT 73051-1 Classic Klaw™ Pump Pliers Set, 2-Piece 7" (18 cm); 10" (25 cm) 1.38" (3.5 cm); 2.13" (5.4 cm) 1.2 lb (0.5 kg)
D5053KIT 73039-9 Classic Klaw™ Pump Pliers Set, 3-Piece 7" (18 cm); 10" (25 cm); 12" (30.5 cm) 1.38" (3.5 cm); 2.13" (5.4 cm); 2.75" (7 cm) 2.3 lb (1.0 kg)
Quick-Adjust Klaw™ Pump Pliers
D5057B 73036-8 Quick-Adjust Klaw™ Pump Pliers, 7" 7" (18 cm) 1.6" (4  cm)	 0.39 lb (0.2 kg)
D50510B 73032-0 Quick-Adjust Klaw™ Pump Pliers, 10" 10" (25 cm) 2.13" (5.4 cm) 0.81 lb (0.4 kg)
D50512B 73034-4 Quick-Adjust Klaw™ Pump Pliers, 12" 12" (30.5 cm) 3.0" (7.6 cm) 1.4 lb (0.6 kg)

D5052BKIT 73052-8 Quick-Adjust Klaw™ Pump Pliers 
Set, 2-Piece 7" (18 cm); 10" (25 cm) 1.6" (4  cm); 2.13" (5.4 cm) 1.2 lb (0.5 kg)

D5053BKIT 73053-5 Quick-Adjust Klaw™ Pump Pliers 
Set, 3-Piece 7" (18 cm); 10" (25 cm); 12" (30.5 cm) 1.6" (4  cm); 2.13" (5.4 cm); 3.0" (7.6 cm) 2.6 lb (1.18 kg)

Classic Klaw™ 
Rotate D-pin to adjust jaw opening

Quick-Adjust Klaw™

Push button to adjust jaw opening

Quick-Adjust Klaw™ Pump PliersNARROW HEAD  
work in tight spaces

MAXIMUM TORQUE 
V-Jaw design offers multiple 

points of contact

WIDE JAW OPENING 
9-17 adjustment positions 

provide versatility
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ADJUSTABLE POSITIONS 
for a high level of versatility

BRIGHT COLORED GRIPS 
allow for quick and easy 
identification


