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stepro | WALL FAN HEATER
30 comfort RWF SERIES

W el

FEATURES

COLOURS ELEMENT
- standard: white, soft white nichrome element produces instant heat
- ORORA (optional): denim blue, midnight blue, turquoise, moss green, CONTROL

canary yellow, red, orange, anodized aluminum paint , gravel gray, charcoal,

espresso, black (refer to page 8 of the catalogue) = built-in thermostat (optional)

= wall thermostat (not included)— the use of an electronic thermostat is
FINISH strongly recommended
epoxy-polyester powdercoat

INSTALLATION
MANUFACTURING - wall mounted
= 20-gauge steel cabinet and 18-gauge steel grille - recessed (wall must have adepth of 23/8 in. minimum)
- quiet fan - 40 CFM (500 Wto 1000 Wmodels)- 75 CFM (1250 Wto 2000 W e e

models)

\ ; : - four installation positions
- thermal protection with automatic reset
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